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Connection with intrinsically safe circuits with:

Ui=Vmax<30V
Ii = Imax <500 mA

Ci=0F
Li=0H

Maximum ambient temperature:

Intrinsically safe appoved field device

Installation

eInstallation should be in accordance with Canadian Electrical Code CSA C22.2 part L.

= \WARNING - EXPLOSION HAZARD - DO NOT DISCONNECT WHILE CIRCUIT IS LIVE
UNLESS AREA IS KNOWN TO BE NON-HAZARDOUS.
AVERTISSEMENT: RISQUE D’EXPLOSION. NE PAS DEBRANCHER TANT QUE LE
CIRCUIT EST SOUS TENSION, A MOINS QU’IL NE S’AGISSE D'UN EMPLACEMENT
NON DANGEREUX.

s WARNING: SUBSTITUTION OF COMPONENTS MAY IMPAIR INTRINSIC SAFETY.
AVERTISSEMENT. LA SUBSTITUTION DE COMPOSANTS PEUT COMPROMETTRE
LA SECURITE INTRINSEQUE.

Conditions of Acceptability:

s Must be installed, according to Manufacturer’s Control Drawing, CEC, Part [ and
NEC in a suitable enclosure and accepted by the local inspection authority having
jurisdiction.

= Are intended for a controlled environment 55°C, 70°C or 80°C maximum
surrounding air temperature, pollution degree 2.

sThe dielectric strength of at least 500V of the intrinsically safe circuits of the surge
suppression device type HAW569-DA2B is limited only by the overvoltage protection,
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