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Endress+Hauser Flowtec AG
Kaegenstrasse 7, Reinach BL1, CH-4153, Switzerland
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Power input: Uy = 30 V, i = 300 mA, P,=1.1 W, C =55 nF, LL =220 pyH

4-20 mA circuits: Uy =30V, | =320 mA, Pi=11 W, G =48 nF, L = 150 pH

RS232: Ui=15V, =90 mA, P=11W, C =700nF, L =1 mH
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