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Technical Information
Float Gauge LTC2230/LTC2240
Application

Float gauge LTC2230/LTC2240 is for compact tanks. 

Since LTC gauge head and its parts are compact and sim-

ple by design, it is easily installed virtually maintenance 

free. LTC2230 (45° Upward Display) and LTC2240 (45° 

Downward Display) is designed especially for underground 

tanks or installation in compact spaces. When LTC is 

combined with a transmitter (AT-series), remote trans-

mission or alerts are possible.
Features and Benefits

• Low Cost

• A large gauge face makes the indicator easily readable, 

even from a distance.

• Remote tank gauging can be performed easily with 

transmitter installed.

• Suitable for highly corrosive and viscous liquid when 

proper materials and LTC-series components are 

selected.
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Float Gauge LTC2230/LTC2240
Function and System Design

Operating Principle LTC2230/LTC2240 consists primarily of float, measuring wire, and gauge head. The measuring wire, con-

nected to the float, detects liquid level and transmits it to the gauge head. A wire drum provides constant torque 

to the measuring wire wound around it, by means of a conster, as it rotates. The rotation of the wire drum 

detected by the indicator, as it passes through gears, to show the liquid level inside a tank. The conster and 

float always maintain equilibrium. Thus, the up and down float movement remains precise and is instantly dis-

played as a liquid level on the indicator.

Figure 1: LTC Operation
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Float Gauge LTC2230/LTC2240
Standard Specification

Measuring Range 0 to 2.5m, 5m, 10m

Display Dial 1 Pointer

Accuracy ±30mm (ρ= 1g/cm3)

Maximum Operating Pressure Max. 20kPa

Measuring Specific Density 

Range

0.5 to 2.0g/cm3

Total Weight LTC2230: 8kg

LTC2240: 8kg

Allowable Temperature Range -20 to +60°C

Process Connection 10K 150A RF, SS400 flange JIS B2220

6" 150lbs RF, SS400 flange ANSI B16.5
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Float Gauge LTC2230/LTC2240
Dimensions

LTC2230

Figure 2: LTC2230 Dimensions

LTC2240

Figure 3: LTC2240 Dimensions

Indicator
White

Black

Ø156

Float Density & Weight
Measured Liquid Specific Density             Weight

0.5 to 0.93g/cm³                              2.1kg
0.94 to 2.0g/cm³                              2.4kg

Float Density & Weight
Measured Liquid Specific Density             Weight

0.5 to 0.93g/cm³                              2.1kg
0.94 to 2.0g/cm³                              2.4kg

Indicator
White

Black

Ø156
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Float Gauge LTC2230/LTC2240
Operation Condition: Installation

LTC2230/LTC2240

Figure 4: LTC Installation

Transmitter (Remote Indicator)

Analog Transmitter AT1000 AT 1000 series is used in conjunction with the LTC series gauge head to convert readings into such electrical 

signals as current, voltage, and resistance. It can also provide up to 6 alarm contact points.

Analog Transmitter AT5000 AT 5000 series is used in conjunction with the LTC series gauge head to provide up to 6 alarm contact points 

for controlling pumps, valves, etc..

Figure 5: Transmitter
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Float Gauge LTC2230/LTC2240
Order Information

LTC2230 (Display: Upward)

010 Function:

0 Basic version

9 Special version, TSP-no. to be spec.

020 Process Connection:

0 10K 150A RF, SS400 flange JIS B2220

1 6" 150lbs RF, SS400 flange ANSI B16.5

9 Special version, TSP-no. to be spec.

030 Measuring Range:

1 2.5m

2 5m

3 10m

9 Special version, TSP-no.to be spec.

040 Display:

1 Dial 1 pointer

9 Special version, TSP-no.to be spec.

050 Application:

000 Gauge head only

081 Standard application

999 Special version, TSP-no.to be spec.

060 Float:

1 2.1kg, d=140mm (0.5-0.93g/cm3)

2 2.4kg, d=140mm (0.94-2.0g/cm3)

3 Not selected

9 Special version, TSP-no.to be spec.

070 Colour:

0 Sliver

9 Special version, TSP-no.to be spec.

LTC2230- Order code
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Float Gauge LTC2230/LTC2240
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LTC2240 (Display: 

Downward) 010 Function:

0 Basic version

9 Special version, TSP-no. to be spec.

020 Process Connection:

0 10K 150A RF, SS400 flange JIS B2220

1 6" 150lbs RF, SS400 flange ANSI B16.5

9 Special version, TSP-no. to be spec.

030 Measuring Range:

1 2.5m

2 5m

3 10m

9 Special version, TSP-no.to be spec.

040 Display:

1 Dial 1 pointer

9 Special version, TSP-no.to be spec.

050 Application:

000 Gauge head only

083 Standard application

999 Special version, TSP-no.to be spec.

060 Float:

1 2.1kg, d=140mm (0.5-0.93g/cm3)

2 2.4kg, d=140mm (0.94-2.0g/cm3)

3 Not selected

9 Special version, TSP-no.to be spec.

070 Colour:

0 Sliver

9 Special version, TSP-no.to be spec.

LTC2230- Order code



Float Gauge LTC2230/LTC2240
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Documentation

Technical Information TI00460G

Analog Transmitter AT1000 AT1

TI00032G

Analog Transmitter AT500

Operating Instructions BA01013G

Float Gauge LTC2230/LTC2240
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