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Endress+Hauser GmbH
Hauptstrasse 1, 79689 Maulburg, Germany
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Pressure transmitter CERABAR S &
Differential pressure transmitter DELTABAR S

2 - nd(8F - 5F) / dFHS
PMP 71, PMP72, PMP75 and PMD75, FMD77, FMD78
=== (4-20mA output) —
(Ex ia IIC T6...T2 + Ex d lIC T6...T2) /
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Satefy parameters :
Ui=30V, ;=300mA, P=1W, Ci=11.8nF, Li=225uH
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