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Endress Hauser Wetzer GmbH+Co. KG
Obere Wank 1,D—87484 Nesselwang, Germany
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Temperature Sensor (Resistance—Thermometer Omnigrad)
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== Ui= 30V, Ili= 140 mA, Pi= 1000 mW, Ci< 1nF, Li < 1mH
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1. A|ZFA : Endress Hauser Wetzer GmbH+Co. KG
(Obere Wank 1,D-87484 Nesselwang, Germany)
Endress + Hauser Sicestherm S.r.l.
(Via Martin Luther King 7, 20060 Pessano con Bornago, Italy )
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Ui= 30 Vi li= 140 mA, Pi= 1W, Ci=1 nF, Li= 1mH
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T1 426 415
Smm T2 276 265
3mm(dual) T3 181 170
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