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Version comparison

The following table provides an overview of the different functions and features provided with
the different versions of the software:

Function/feature Essential version Professional version
(Freeware) (Trial period: 60 days +
30 on request

Supported databases:

Postgre SQL™ X X
Oracle™ X
Microsoft SQL Server™ X

Supported devices:

Ecograph RSG20

Ecograph A RSG22

Ecograph C RSG24

Ecograph T RSG30 X

Ecograph T RSG35 X

Memograph RSG10

Memograph S RSG12

Memograph M RSG40 X

Memograph M RSG45 X

EngyCal RH33

EngyCal RS33

RA33

Liquiline CM44x

Liquistation CSFxx

o T o B = B =B =B (o T (e A e T e T = A oA (o R (o N B e

Liquiline System CA80xx

Supported functions:

User administration;
LDAP function

Multiple access to the
database from different PCs at X
the same time

Data of multiple devices in
one template

Automatic readout X X
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Automatic deletion X X
Automatic binary export X X
Automatic XLS/CSV export X
Automatic PDF export X
Export ready. for. eSight X
(energy monitoring software)

Import of ReadWin 2000 data X X
Online visualization of

instantaneous values ("Live X
Data")

E-mail notification X
Update search X
TrustSens calibration X X

Automatic function

Please note that in order to use the Demo version as a Professional or Essential version (freeware), it must be activated

after the trial period has elapsed.

[t is possible to switch from the Essential version (freeware) to a commercial version at any time by entering a software

ID and then activating the product.

Switching from the Demo version to the Essential version (freeware) may result in certain functions no longer being
available. For example, templates created with data from multiple devices will no longer work and neither will
automatic exports. Devices that are included only in the Professional version can no longer be read out in the Essential

version (freeware).
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1. Introduction

1.1 Preface

The Reporting Software offers central data management and visualization of recorded
data.

This allows complete documentation of the data of a measuring point, e.g.:
" Measured values

n Diagnostic events

" Reports

The evaluation software stores data in a SQL database. The database can be operated either
locally or in a network (client /server).

NOTICE

When using the Essential version, a database stored in the network cannot be accessed
simultaneously by multiple PCs.

1.2 Notes on safety conventions and icons

NOTICE

Note: Failure to observe instructions can damage the device or lead to a device malfunction!

Tip: Indicates additional information.

1.3 Safety instructions

NOTICE

Obsetrve the following points:

o The manufacturer accepts no liability for damages resulting from incorrect use or use other
than that designated.

e Observe all safety instructions in the Operating Manuals for the devices connected to the
system.

o Installation, commissioning, operation and maintenance of the measuring system must be
carried out by trained, skilled personnel authorized to perform such work by the facility's
owner-operator. The skilled personnel must have read and understood these Operating
Instructions and follow the instructions they contain.
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1.3.1 Liability disclaimer

This software and the corresponding documentation can be revised or updated by the
manufacturer without prior notice. In case of a revision or update, the end user has no claim to
automatic delivery free of charge of the revised or updated software or the corresponding
documentation.

[t is at the manufacturer's discretion to decide whether or not a revision or update of the
software is carried out, and when.

The documentation includes the printable version of the Operating Manual and brief operating
instructions. The printable version of the Operating Manual is valid for the version specified on
the cover sheet. The version number of the currently installed version is provided in the “Help”
menu item.

Likewise, there is no warranty that this software will function on all hardware platforms or in
conjunction with other software. We exclude all further claims due to any damages that occur.

The complete end-user license agreement can be called up anytime after installation in the main
menu under "Help -> License agreement".

1.3.2 Safety instructions for Memograph M RSG45 with FDA approval

The following information concerning FDA 21 CFR Part 11 compliance is the responsibility of the
user:

o Termination of the automatic system service must be regulated by Windows user rights.

o Ifauser does not log out of the software, a screensaver is automatically activated via
Windows system settings.

o The software may only be operated via Windows login. The user must secure (lock) the
computer when leaving the PC.

o If the administrator has forgotten the password, a time-limited master password is
permitted. This is sent to the client on request and following authorization.

o Itis possible to use and operate the software without identification and password
protection. The client is responsible for the use of the software.

o Select "Enable user management " and "Password protection compliant to FDA21 CFR
PART 11" in the software under "Extras -> Settings -> User administration".

o To prevent misuse of identity, the password must be changed when the user logs in for
the first time (configurable).

o The period of password validity can be configured. This is the responsibility of the
administrator.

o Asthe PC time is used for the PC software audit trail, it is possible to manipulate the
time stamp. The operator is responsible for any changes to the PC time.

o User administration must be active in order to record the ID and user name in the audit
trail.

o The user must perform data backup and/or preventive maintenance regularly.

o After printing out data, the user must check that the printout content is correct by
manually comparing the data displayed on the screen against the printout and, where
necessary, confirm the integrity of the data by providing a separate "non-electronic"
signature on the printout.

o If the printer settings are changed to a printer that is not available, there is no printout!
The software cannot configure the device or set device parameters.
Exception: The software can synchronize the device time; the PC time and the device
time may only deviate from one another within a certain tolerance range. Otherwise the
time is not accepted for the device. The operator is responsible for ensuring the PC time
is correct.
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o A regular review of the error list (log file) is recommended. The
"WindowsServiceLog.txt" is generated under "Automatic > Job Type: Event view".

o When printing out a visualization, it is possible to restrict the output of values, diagrams,
events and audit trail entries. Changes to the standard configuration are the
responsibility of the user and are recorded in the audit trail.

1.3.3 Register trademarks

Pentium™: Registered trademark of the Intel™ Corporation
AMD™: Registered trademark of Advanced Micro Devices

Windows™, Vista™, Microsoft SOL Server™ | Active Directory™: Registered trademarks of the
Microsoft™ Corporation

Oracle™: Registered trademark of the Oracle™ Corporation
CodeMeter®: Registered trademark of WIBU SYSTEMS
1.4 Hardware and software requirements

The following requirements must be met before installing and operating the PC software:

1.4.1 Hardware:

1.4.1.1 Hardware requirements for the FDM software

. PC with Pentium 4 (=2 GHz),

) PC with Pentium M (=1 GHz),

) PC with AMD (>1.6 GHz)

. Minimum 1 GB RAM cache

. Minimum 20 GB free disk space

) Screen resolution of at least 1024 x 800 pixels

. CD/DVD drive (For computers without a drive, the software can also be

downloaded via the Endress+Hauser Software Portal (see chapter 1.5 Installation)).

1.4.2 Software:

1.4.2.1 Operating system/software for the FDM software

. Microsoft Windows Server 2003 R2 SP2 Standard, Enterprise
. Microsoft Windows Server 2008, 2012, 2016, 2019

o Microsoft XP SP3

o Microsoft Vista

. Windows 7

. Windows 8, Windows 8.1

o Windows 10

o Windows .NET 2.0 SP1

1.4.3 User rights for installation

. Logged in with Windows administrator user rights
) User Account Control (UAC) confirmation if enabled

1.4.4 Changes made during the installation:

1. Installation directory added

2. Files copied to installation directory

10
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3. Application directory added

e  Windows 2000: %system drive%\Documents and Settings\All
Users\Application Data\Endress+Hauser

o Windows XP: %system drive%\Documents and Settings\All Users\Application
Data\Endress+Hauser

o Windows Server 2003: %system drive%\Documents and Settings\All
Users\Application Data\Endress+Hauser

o Windows Vista, Windows 7, Windows 8 and Windows Server 2008: %system
drive%\ProgramData\Endress+Hauser

4. Windows .NET 2.0 SP1 installed (optional)
Field Data Manager Windows Service (FDM WS) installed (autorun, optional)

6. Field Data Manager Tray Icon Application (FDM TI App) installed (autorun,
optional)

7. PostgreSQL server installation (optional)

8. Installation of the WIBU CodeMeter license server

0. Program shortcut created

10. Registry entries

11. Installation log file created (%tmp%)

1.4.5 Components

1.4.5.1 FDM Traylcon Application
(Executed with the user rights of the logged-in user)

Read and write access to the following directories:
e Installation directory

e Application directory

e Allocated network drives (optional)

1.4.5.2 FDM Webservice
(Executed with the local system account)

Read and write access to the following directories:
e Installation directory

e Application directory

e Allocated network drives (optional)

1.4.5.3 FDM application
(Executed with the user rights of the logged-in user)

Read and write access to the following directories:
o [nstallation directory
e Application directory
o  %tmp%
1.4.6 Firewall

e Communication port used for field devices (default: TCP port 8000, 8001, 8002 und 8007
incoming/outgoing)

o Microsoft SOL database server (default: TCP 1433, incoming/outgoing)

11
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e PostgreSQL database server (default: TCP 5436, incoming/outgoing)

o Oracle database server (default: TCP 1521, incoming/outgoing)

e LDAP network service (optional, default: TCP/UDP port 389, incoming/outgoing)
e Network printer (optional)

e Reporting server 1 FDM: (default: TCP port 8080)

e Reporting server database port (default: TCP port 1552)

o Reporting server AJP port (default: TCP port 8052)

e Reporting server Tomcat shutdown port (default: TCP port 8012)

o Wibu CodeMeter Lizenzserver (Standard: TCP-Port 22350)

1.4.7 User

See 1.4.5 Components

1.4.8 User Account Control (UAC)

No special authorization is required after installation (unless the FDM user will start/stop FMD
WS).

12
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1.5

Installation / Uninstalling

NOTICE

You can find a detailed description of the installation in the Brief Operating Instructions
supplied.

1. [Insert the DVD.

2. If autostart is enabled, the installation is started automatically; otherwise
3. Start the "Setup.exe" from the DVD.

4. Follow the instructions of the installation program.

If you confirm the installation of the automatic component, an additional Windows system
service is set up. This system service enables you to trigger and control automatic actions
through the Reporting Software. These include, for example, automatic device read-out,
automatic printing of reports, and automatic report generation (see Section 4.4. "Automatic").

For computers without a CD/DVD-drive, FDM can also be downloaded from the
Endress+Hauser Software Portal. To do this, you need an account on the Software Portal at:
https://software-products.endress.com

1. Download ZIP file and save locally
2. Unzip the ZIP file

3. Start Setup.exe and follow the instructions of the installation program

The following databases are supported:

m  PostgreSQL version 9.2 up to and including version 11 (for the Essential, Demo and
Professional versions):

You can install and use the free PostgreSQL database provided on the installation DVD. No
manual installation and configuration is necessary to do so. The database is configured
automatically during the installation.

m  Oracle (for the Demo and Professional version):

Version 8i up to and including version 12c. Please contact your database administrator to set up
the Reporting Software with the Oracle database. You can find a detailed description of the
installation in the Brief Operating Instructions supplied.

m  Microsoft SQL Server (for the Demo and Professional version):

Version 2005 up to and including version 2019. Please contact your database administrator to
set up the Reporting Software with the Microsoft SQL Server. You can find a detailed
description of the installation in the Brief Operating Instructions supplied.

1.5.1 Software license

1.51.1

1.5.1.2

1.5.1.3

License server

From version 1.4.0, the WIBU CodeMeter is installed as part of the setup. CodeMeter manages
the licenses for this software as well as software tools from other manufacturers.

Replacing hardware

When replacing the hardware (computer on which FDM is installed) or making changes to the
virtual environment (VM image), the FDM license must be returned in advance and reactivated
once it has been reinstalled. See Section 1.7.2.

License violation / Blocked license

License abuse and/or hardware replacement will result in a license violation. In this case, the
FDM can no longer be operated and no license operations are supported. Please take this into
account in the case of maintenance and disaster recovery.
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1.5.1.4 Replacement license

In the event that disaster recovery is performed on your client and you are unable to return the
license, you will be able to re-activate the FDM independently and without having to contact
Endress+Hauser.

1.5.1.5 Virtual environments

The FDM supports virtual environments on the same host if "moved". The copying (moving) of
a VM image within the same host or to another host is not supported.

1.5.2 Software update/upgrade
You can find a detailed description of the installation in the Brief Operating Instructions supplied.

1.5.3  Uninstalling software

[f you wish to uninstall the software, proceed according to the following steps:
1. Return the license (see section 1.7.2)
2. Deactivate Automatic Services, terminate Tray Icon application and analysis software

3. In the Control Panel, select the "Field Data Manager x.x.x." software under "Uninstall or
change a program".

4. Select "Uninstall" and follow the instructions.

NOTICE

The WIBU CodeMeter remains on the system and is not uninstalled.

1.6 Starting the program, selecting the operating language

Under "Start -> Programs", you will find the newly installed "Field Data Manager Software"
program. Start the program and, if necessary, change the operating language under "Extras ->
Settings -> Language". The changed operating language is applied after the program is restarted.

1.7 License management and software activation

NOTICE

In order to use the Professional version, a valid software ID is required and the software must be
activated.
If the software is not activated, you will be notified when the program starts:

e I —~

Field Data Manager Software .4 % 3% - No license found!

Error (SLM-AS): No license found. Please activate the software to enable the features.

() Extend trial period

(©) Activate Essential version

\_) Activate Professional version

Enter the software ID you received with the purchased software.

Software D
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1.7.1 Activating software

To activate the software, proceed as follows:

1. Click the menu item "Help -> License information"

2. Click "License information".

Help
Product Field Data Manager ==
Edition Full version
Version ~ =T | Check for update
Serial number n.a. (please activate the software)
Licensee n.2. (please activate the software)
Uzage period Grace period license - expires in 42 days!

| [+]  Feld Data Manager Software Help

E—

| [# License Terms Conditions

=]  License Information

Product
Version

Serial number
Licenses
Uszage period
Product class
User class
License usage

SingleMVolume license
Software [D

Repaorting

Field Data Manager #==

n.a. (please activate the software)

n.a. (please activate the software)

Grace period license - expires in 42 days!

n.a. (please activate the software)

Unrestricted

Trial (grace period - please activate the software)
n.a. (please activate the software)

s W T B il
Yes

Activate Software

Change Software 1D

Copyright © Endress+Hauser

3. Click "Activate software".

NOTICE

To activate the software, you will need an account for the Endress+Hauser Software

Portal at:

https://software-products.endress.com

The Software Portal allows you to manage licenses for Endress+Hauser products. If you
do not know the details required to log in to the Software Portal, please contact the
person responsible for licenses in your company, or click "Create account":

Software Activation

have an account.
E-mail address

Password

Please enter your user credentials of the Endress+Hauser software portal
[www.software-products endress.com). Please perform a registration if you do not

=

| hawve forgetten my password

Activate now

Create account ] ’

4. Click "Activate now".

NOTICE

Manual activation (offline activation)
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In the event that online activation is not possible, the program switches automatically to manual
activation. A dialog box for manual activation opens. Follow the instructions.

Software activation - Manual @

Step 1

Save the Endress+Hauser license request file (. EHR). Go to @ computer with internet connectivity,
log in to the Endress+Hauser software portal (www.software-products endress.com) and start the
software activation process by manual uploading the file. Save the Endress+Hauser license update
file (*.EHL} in the software portal afterwards.

Step 2

|mport the Endress+Hauser license update file (*.EHU) in the application to be activated. The file
has to be created in the Endress+Hauser software portal (www. software-products .endress.com).

Browse ] [ Imiport

Step 3

Save the Endess+Hauser license confirmation file (*.EHC). Go to a computer with internet
connectivity, log in to the Endress+Hauser software portal (www software-products endress.com)
and complete the software activation process by the manual upload of the file.

Save

Complete activation
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1.7.2 Returning the license

If you wish to install the software on a new computer, for example, you must return the already
used license to the Endress+Hauser Software Portal.

NOTICE

Once the license has been returned, the software can no longer be used on this computer.
Once it is installed on a new computer, the license can be reactivated and used again.
To return the license, proceed as follows:

1. Click the menu item "Help -> License information"

2. Click "License Information".

Help EI@
Product Field Data Manager #=I Professional
Edition Professional
Version ==
Serial number P
Licensee
Usage period Perpetual

|E| Feld Data Manager Software Help |

| Contact |

| [¥] License Terms Conditions |

] License Information
Product Field Data Manager W= Professional
Wersion ===
Serial number TS
Licensee
lIsage period Perpetual
Product class Payware (commercial)
User class Industrial Customer
License usage Full version
Single/Volume license Single-Station license
Software 1D £or 1o b dillatish dr 3000 L Change Software 1D
Reporting Yes
Update Iioense] [ Return license ]

Copyright © Endress+Hauser

3. Click "Return license" to open the following dialog box:

Return license IEI

Please enter your user credentials of the Endress+Hauser software portal
(wrww. software-products endress.com) and select return license.

E-mail address | |
Password

| hawe forgotten my passwaord

Return license Cancel

4. Enter your login details and confirm your login information by clicking on "Return
license" again.

You will receive confirmation that the license has been returned successfully.
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NOTICE

Manual return of license (offline mode)

In the event that online license returns are not possible, the program switches automatically to
manual license returns. A dialog box for manual license returns opens. Follow the instructions.

Return license manually x

Step 1

To return the license please save the Endress+Hauser licensa confirmation file
[*.EHR) by clicking the following button. Pleass transfer this file to a computer
connected to the internet afterwards. Please log in in the Endress+Hauser
Software Portal (https.sSwwew. software-products.endress.com) and return
licensa,

Step 2

Flease import the Endress+Hauser license update file {*.EHU] created and
saved in the Endress+Hauser Software Portal.

Import Browse... |ani|e selectad. Upload |

Step 3

To complete the license return, please save the Endress+Hauser license
confirmation file (*.EHC] by clicking the following button. Please transfer this
file to g computer connected to the internet afterwards, Please log in in the
Endress+Hauser Software Portal (https:s s woww, software-
products.endress.com) and upload the ¥.EHC file.

d’n Save

Complete license return
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1.7.3 Upgrading and updating license

1.7.3.1 Upgrading license

If you require additional functions, modules or additional users (multi-user license), your license

can be upgraded accordingly.
1.
2.

3.
4.

Please contact your Endress+Hauser sales office.

Order the license upgrade suited to your needs. Endress+Hauser upgrades your license
and sends you confirmation of the license upgrade.

Update your license when you receive confirmation of the license upgrade.

Check your license under "Help —> License Information -> License Information"

1.7.3.2 Updating license

A license update means that you have updated your contract with the Endress+Hauser sales
office and purchased new functions or additional licenses. In order to activate the new

components of the contract, the license must simply be updated.

NOTICE

Updating the license does not require that the software be re-installed.

To update the software with the license upgrade, proceed as follows:

1.
2.

Click the menu item "Help -> License Information"

Click "License Information".

Help

Preduct
Edition
Version

Serial number
Licenses

Usage period

Field Data Manager #=Z Professional
Professional

TIZT=T | Check for update
SCPIE DT

Perpetual

| [#] Feld Data Manager Software Help

||I| Contact

| [#] License Terms Conditions

[ License Information

Product
ersion

Serial number
Licensee
Usage pericd
Product class
User class
License usage

SingleMolume license
Software 1D

Reporting

Field Data Manager #== Professicnal

s 1) ==t L

Perpetual

Payware (commercial)
Industrial Customer
Full version
Single-Station license

Yes

Update Iioense] ’ Return license ]

Change Software |0

Copyright ® Endress+Hauser

Click "Update license".

NOTICE

To update the license, you will need the login details for your account with the
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Endress+Hauser Software Portal at:
https://software-products.endress.com.

If you do not know the details required to log in to the Software Portal, please contact

the person responsible for licenses in your company:

[

License Update

Flease enter your user credentials of the Endress+Hauser software portal
(wwnw software-products endress.com) and select license update.

E-mail address | |

Password

| have forgotten my password

|Jpdate license Cancel

[

4. Click "Update license".

You will receive confirmation that the update was successful.

NOTICE

Manual license update (offline mode)

In the event that online updates are not possible, the program switches automatically to manual
license updates. A dialog box for manual license updates opens. Follow the instructions.

Manual license update

Step 1

To update your license please save the Endress+Hauser license request file
[*.EHR) by clicking the following button. Please transfer thisfile to a computer
connected to the internet afterwards, Please log in or create an account in the
Endress+Hauser Software Portal (https:ss woeesoftweare-
products.endress.com) and activate the softwars.

Step 2

Please import the Endress+Hauser license update file (Y.EHU) created and
saved in the Endress+Hauser Software Portal.

Impart  Browse... |N|:| file salacted. Upload |

Step 3

To complete the license update, please save the Endress+Hauser license
confirmation file [*.EHC) by clicking the following button. Please transfer this
file to a computer connected to the internet afterwards. Please log inin the
Endress+Hauser Software Portal (hitps:sowwow.software-
products.endress.com) and upload the *.EHC file.
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1.7.4 Searching for updates The software provides the option to search for updates.

NOTICE

This function is available exclusively in the Professional version.

If an update is available and you wish to update your version, please contact your

Endress+Hauser sales office.

1. Click "Help -> License information". The following screen appears:

Help
Product Field Data Manager ==
Edition Full version
Wersion == | Check for update
Serial number n.a. (please activate the software)
Licensee n.a. (please activate the software)
Lisage period Grace period license - expires in 45 days!

fo o]

| [¥] Feld Data Manager Software Help

E—

| [# License Temms _Conditions

| [#  License Information

Copyright ® Endress+Hauser

2. Click "Check for update".

3. A connection to the Endress+Hauser server is established and a web browser window
opens. A message appears in this window informing you whether or not updates are

available.
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1.8 Getting started, switchover from ReadWin 2000

NOTICE

In contrast to ReadWin 2000, the Reporting Software does not support device configuration.

All the readout functions of ReadWin 2000 have been merged into the "Data Readout" task in the
Reporting Software. Here, the data can be read out via an interface - i.e. connected to the device
online - or via a data storage medium.

In addition, the functions for displaying the read-out data have been merged into one
"Visualization" task in the Reporting Software. It is possible to select the display mode (bar graph
— histogram, line chart or table) and visualize the data directly via the chart settings or channel
settings (as users will know from Excel for example). This means that individual channels can be
displayed differently in a single chart.

Functions in ReadWin 2000 compared to the new Reporting Software:

Unit Display Readout Automati

Visualization Data readout

In the Reporting Software, the device settings (communication, automatic functions) are
configured via the plant tree structure by right-clicking the device or directly in the individual
visualization steps or when reading out the device data.

As with ReadWin 2000, the settings for configuring the automatic function are grouped in one
point under "Data Management —> Automatic".

The automatic function is set up as a system service and runs in the background. The Reporting
Software does not necessarily have to be started to run an automatic task.

1.9 Applying the Plant View from FieldCare

To apply the Plant View from FieldCare, you have to first export the view from FieldCare or save
it as a GSV file. For this purpose, FieldCare enables you to export the Plant View in CSV format
via "File -> Import/Export -> Export as CSV" and to store it at a location to be defined. This
device tree can then be adopted in the Reporting Software.

The Reporting Software enables you to apply an existing, saved device tree or an existing Plant
View from another program (e.g. FieldCare). This functionality is provided in the "Data
Management -> Plant View" task.
Pressing the "Box with arrow" > icon opens the menu structure of the computer. Select the
storage location and the corresponding CSV file of the Plant View. Then, the tree structure is read
into the database and stored there. The same functionality is provided by selecting the enterprise,
then right-clicking and selecting "Import Plant View" (see Section 4.1 Data management -> Plant
view) .

As the Essential version does not support all devices, only data from supported devices can be
imported in this version!

22



1 Introduction

1.10 Importing data from ReadWin 2000

To import data from ReadWin 2000 to the SQL database of the Reporting Software in a tamper-
proof manner, the process begins with the secure data export from ReadWin 2000. For this
purpose, the data for the corresponding devices are exported to a storage medium or drive (Extras

-> Store/Save Measured Values):

Store/save measured values (Data Manager) il
— Mode — Base time axis
@ Save only (=copy) [+ Same as unit graphic
" Btore (-move] v Meas periodvalues
" Delete v Daily values
~Filesite————————————— ™ fnthly valuss
@ unlimited [ “rearlyvalues
1,418 - diskette [+ Events
— Time scale
Tirmne scale IPresetahIe LI
from: [12032008 =] [1347.00 =
o [20032009 =] foo0t00 =
[ Add unit set-up
Cancel |
Store/save measured values ilil
Speichem | 3 exchange x|+ BEerEr

[#]Data_Manager_20090312_134700_20090315_000100.rsd:

Dateiname:  [Data_Manager_20090312_134700_20090320_000100.rsd
Dateityp: IStored measured data (*rsd) ﬂ Abbrechen |

2

Subsequently, the data of the individual devices are imported into the SOL database via the
import function of the Reporting Software. For this purpose, select the "rsd" data format. See the

description of the import function in Section 4.3 on page 76.
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1.11 The main win

dow

The general layout of the Reporting Software user interface is illustrated in the graphic below:

Main Window @5
Fila View Extras Help Maln Menu
Task Pane X | HgPant view x .
[E reatout data [ » & =g Main Toolbar
|
] “El Plant View
Task Pane i
srage
Name Device Type Begin End Serial Number
!‘,% ek Enterprise
Online Connection =) # Device 1 [IEe— 9A000604267
© Configuration 1 0 16.04.2010 14:36:36
= Visualization | = 4 EH_CSF48_ Dockable window B113FE0SD00
© EH_CSF48_ o 26.05.2010 15:09:54
d =¥ Imported Imported
e © Configuration 15.06.2011 00:00:00 15.06.2011 00:00:00
N EI# Memograph M Memagraph... AS007704267
| © Configuration 1 03.09.2009 14:53:06 03.09.2009 15:17:45
L = & Scharsch Memograph... £9000904267
Open 9 © Scharsche 19.11.2009 15:08:00 19.11.2009 15:40:45
r Sphtter ) Scharsche 19.11.2009 14:25:58 19.11.2009 15:02:29
|d = ite 1
EI(Ed Areal
Edit # TempersturRZ Memograph.. AS007704267
& Data Management | E4 Site 2
=[5 Area 2
b [=I1%) Process cell
= 4] Unit
Plant View E & Imported  Imported
N  Confi.. 15.06.2011 00:00:00 15.06.2011 00:00:00
-\’ = Unit1 EngyCal SCHNALKEDOZ
© Confi.. 01.01.2010 00:00:00 01.01.2011 19:32:00
Bxport ~ Unit 1 Ecograph T AADICO04268
Import
ie ?
Automatic
Status Bar
Butomatic Service: Actwe@ -|

1.11.1 Main menu

The main menu at the top contains the menu bar with function groups for software settings.
File -> End program

View -> View settings

Extras > Settings for the database, language, user administration, audit trail

Help -> Start online help, software information, change/activate license

1.11.2 Toolbar

The toolbar in the dockable window allows quick access to functions such as printing,
saving or the online help.

1.11.3 Task pane

The task pane is located on the left. The task pane can be displayed and hidden via the "View"
function in the main menu. Click on a task to open the task. The functions contained are
displayed:

Read out data -> read out data via mass storage or online connection to the device
Visualization -> open, edit, delete or create a new visualization template

Data management -> plant view, device data export and import

1.11.4 Main window

The main window contains the dockable windows. Tabs are displayed when more than one
dockable window is present.
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1.11.5 Dockable window

A dockable window can be docked in the main window or can “hover” outside the window. It is
possible to position the window without blocking other windows. There is a button for closing
the window (X) on the right.

Every dockable window has a title bar (at the top of the window) with the name of the sub-
element

and the associated icon on the left-hand side. A toolbar containing window-specific icons, quick
information and functionalities is located below the title bar. The main area of the dockable
window starts below the toolbar.

1.11.6 Status bar
The status bar shows the login status and other information.

1.11.7 Splitter

The splitter separates the task pane from the main window. The splitter can only be moved if the
task pane and main window are visible. Change the position of the splitter to change the size of
the task pane and main window.

2. Task pane -> Read out data

Read out data and store them to the database — "Read Out Data"

By selecting the "Read Out Data" task from the task pane, you can carry out the configuration,
read out measurement data or other data stored in the device and simultaneously store the data
to a database so that they are tamper-protected.

The free PostgreSQL database supplied with the Reporting Software or existing SQL databases
(Oracle and Microsoft SQL server) can be used as the target database. For the settings for
selecting the database, refer to Section 5.1.2 .

The Essential version only supports the free PostgreSQL database provided.

In the "Read Out Data" task, the two types of readout, "Mass Storage" or "Online Connection",
are available.

Clicking the corresponding icon opens an additional working window in the right half of the
screen. This window guides you step-by-step through the items to be defined.

Icons in the upper area help you navigate through the individual steps:

o @ Green arrow pointing left: Corresponds to the "Back" button; jump to the previous
definition step.

o Green arrow pointing right: Corresponds to the "Next" button; jump to the next
definition step.

e '@ Question mark: Help; call up the help function for the corresponding definition step.

2.1 Read out data -> Mass storage

In this task, you can read out and store data (binary *.dat) from storage media such as SD cards,
USB sticks or a drive.

2.1.1 Step 1 of 3: Select data source

Where are the data to be read out stored?
Select the data source.
The "..." button opens the folder and interface structure of Explorer and the workstation.

The drop-down menu suggests storage locations and storage media that were already used earlier:
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Eile View Bdras Help

Task Pane * || \d Mass Storage X

BT
c

Mass Storage @ Step 1 of 3 Select Data Source

% Select Source

Online Connection

Visualization roduct - i
roductCurrentiFieldD: ent! i Development): A
Z:\ProductCurrentiFieldD: ent! \Development): Rel

o
\D: fiir feldtests
ases\DatalD: Compact

NEXCZIOIUOOR

B e @ o]

Automatic Service: Ir\acﬁve@

After selecting the data source or storage location of the data to be read out, you can jump to the
next step using "Next".

Clicking "Cancel" terminates this action, closes the window and stops the process.




2 Task pane -> Read out data

2.1.2 Step 2 of 3: Select device

From which device are the data to be read out?

In this second step, the corresponding devices and the data time range are selected:

File View Extras Help

Task Pane X || Mass Storage X

BT T
@

Mass Storage é{ Step 2 of 3: Select Devices

&' Devices

Online Connection Status | Tag Device Type | Begin End File size | Version | Serial Number
visualization # " Unit1 :EcographT :15.06.2 :52 | 15.06.2011 06:02 : 102.02.05'
" Unt1 Ecograph T 15.06.201105:07 15.06.201105:52 | 31kB 02.02.05 : AADTCODEZE8
«  Unit1 Ecograph T . 15.06.2011 05:05  15.06.2011 05:07 - 1kB 02.02.05 - AADTCO04268
" Unt1 Ecograph T 15.06.2071105:04 15.06.201105:05 : TkB 02.02.05 : AADTCODEZE8
«  Unit1 Ecograph T - 15.06.201105:03  15.06.2011 05:04 - 1kB 02.02.05 - AADTCO04268
[0 «* Umtl Ecograph T 15.06.201105:02 150620110503 : 1kB 02.02.05 : AADTCODEZE8
[0 «* Unitl Ecograph T - 15.06.2011 04:58  15.06.2011 05:02 - 3kB 02.02.05 - AADTCO04268
[0 «* Umtl Ecograph T  15.06.201104:56 15062011 04:58 : 1kB 02.02.05 : AADTCODEZE8
[0 «* Unit1 Ecograph T 15.06.2011 04:55  15.06.2011 04:56 - 1kB 02.02.05 | AADTCO04268
[0 «* Umtl Ecograph T 15.06.201104:53 15062011 04:54 : TkB 02.02.05 : AADTCODEZE8
[0 «* Unit1 Ecograph T 15.06.2011 04:20  15.06.2011 04:53 - 14 kB 02.02.05 | AADTCO04268
[0 «* Umtl Ecograph T 15.06.201104:19 150620110420 : TkB 02.02.05 : AADTCODEZE8
[0 «* Unit1 Ecograph T 15.06.2011 04:18  15.06.2011 04:19 1 kB 02.02.05 | AADTCO04268
I f‘} Unit 1 Ecograph T 15.06.201104:11 15062011 04:18 : 1kB 02.02.05 : AADTCODEZE8
[0 «* \Unitinjn EcographT 220520110118 15.06.201104:10 ( 1MB 02.02.05 | AADTCO04268
[ SelectAl ][ Unselectal

[] Delete files after import

[@ Beck  J[® et |[3§  conce |

Automatic Service: Inactiveis) |

The "Devices" area lists the devices found on the storage medium.

There, you can select a device or devices by checking them. This means that you do not have to
read out the entire data volume of the storage medium.

You can select them all using the "Select All" button. "Unselect All" removes the selection.

By checking the box for "Delete Files after Import", the selected data are deleted from the data
storage medium as soon as these data have been stored successfully to the database.

Once data are deleted from the storage medium, this cannot be undone!

When you have finished selecting the devices to be read out, define the volume of data to be
stored. This data is then read out in the next step.

Finish your selection by pressing "Next".
You can return to the previous view by selecting "Back".

Clicking "Cancel" terminates this action, closes the window and stops the process.
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2.1.3 Step 3 of 3: Reading data

The defined data are read out and stored to the database.

A progress bar shows the progress in % and displays the estimated time remaining. The duration
of the read-out process depends on the data volume and the storage medium used. You can stop
the action during this procedure by pressing the "Cancel" button. You can return to the previous

view by selecting "Back".

Once the action has been completed, a confirmation text appears below the progress bar:

File View Bxtras Help

Task Pane X g Mass Storage X

[ restomams ] - - @
/S

Mass Storage

Online Connection
Visualization
Data

é{ Step 3 of 3: Reading Data

[IIIIIIIIIIIIIIIIIIIIIIIIIIIIIIIII“IIIIIIIIIIIIIIIIIIIIIIIIIIIIIIIIII

Finished successfully. Data

was assigned to an existing device in the database
Click 'Close"to close the wizard.

Automatic Service: Inadive‘{i!

The data defined in steps 1 and 2 have now been read in from the storage medium successfully

and stored to the database.

If, in step 2, the "Delete Files after Import" check box was ticked, the stored data will also have

been successfully deleted from the storage medium.

Select "Close" to end the process. The window closes.
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2 Task pane -> Read out data

2.2 Read out data -> Online connection

2.2.1 Read data from a device which has already been created

2.2.1.1 Step 1 of 5: Select device

From which device do you want to read out?

Not all devices are supported in the Essential version. Unsupported devices which
have already been installed are displayed along with their configuration. However, the available
functionality cannot be applied to them.

The device to be read out is selected in step 1. The view shows the Plant View already created.
This view can be restructured and expanded (see 4.1 Data management -> Plant view)"".

File VMiew Extras Help

Task Pane X || Online Connection X%
= Read out data | =2 9
é'
Mass Storage %J Step 1 of 5: Select Device
%ﬂ Plart View -
Online Connection Name Desciiveg Serial Number
Visualization - e Graphic Data..  D1007D04267

Data Management

m

[.g* Memory card in device ] ’E:) Dievice memory ] ’3 Cancel ]

Automatic Service: Active '@ .

The "Memory card in device" and "Device memory" buttons are used to select the device data to
be read out.

"Memory card in device": The data on the memory card of the selected device are read out.
"Device memory": The data in the internal memory of the selected device are read out.

As soon as the selected data have been stored successfully to the database they are deleted from
the device memory or from the memory card in the device.

Once data are deleted, this cannot be undone!

You can activate an immediate readout by right-clicking and then selecting "Read Out Data" or by
selecting "Next". Then, step 5, "Read Out Data", opens.

Reading out via a communication interface requires a defined communication with the device.
Communication can be configured or modified via data management, when creating devices in
the Plant View, or in this step.
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2 Task pane -> Read out data

Selecting the device and right-clicking, then selecting "Configure Interface..." opens the
Communication Settings:

. Device 1V: Settings E@
E Select Source
o Settings Interface: |Seria| interface £v3 |
£ Device Type: | |
Database Information F—
enal interface
@ :
= Setup @ Automatically () Manually —

Automatic - Data read out

Automatic - Data backup

T Device Address: l:l

0 B e
Automatic - [Jata elimination Boudrete l:l
ii;} Data bits: l:l

Automatic - 'I:irr‘e synchronize Paly l:l
q::} Stop bits: l:l

[ 20

Connection timeout: seconds

[[] The device is read out by more than one Reporting Software v

Clicking "Cancel" terminates this action, closes the window and stops the process.

2.2.1.2 Step 2 of 5: Configure device settings
Step 2 is skipped automatically, as the device settings are already stored in the saved device.
2.2.1.3 Step 3 of 5: Configure automatic

Step 3 is skipped automatically, as the automatic configuration is already stored in the saved
device.
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2 Task pane -> Read out data

2.2.1.4 Step 4 of 5: Device information

If "Readout memory card in device" is selected in step 1:
The software tests the connection to the device and loads the specific device information.
The screen displays the data on the memory card. These data can be individually selected for

readout:
File View Extras Help

Task Pane

X

= Read out data

él

Mass Storage

]

Cnline Connection

Visualization

Data Management

®, Online Connection X

Y

% Step 4 of 5: Device Information
Device
Tag: HKLC 1
Device Type:  Graphic Data Recorder
Senal Mumber:  D1007D04267

Memary Card

Filename Dateftime File size [ |
E =t ‘; ‘
rec_data D1007D04267 0071 2012-07-05 08-12-20.dat 05.07.201208:1220 483 kB 0071
rec_data D1007D04267 0071 2012-07-09 10-43-00.dat 05.07.2012 10:43:00 B
] rec_data D1007D04267 0071 2012-07-08 14-31-00.dat 09.07.201214:31:00 486 kB 0071
[ rec_data D1007D04267 0071 2012-07-08 15-47-44 dat 09.07.201215:47:44  451kB 0071
b rec_data D1007D04267 0072 2012-03-03 12-45-54 dat 03.09.201212:45:54 486 kB 0072
a rec_data D1007D04267 0072 2012-08-03 14-02-42 dat 03082012 14:02:42 484 kB 0072
0 rec_data 01007004267 0072 2012-08-03 15-18-52 dat 03082012 15:18:52 483 kB 0072
| rec_data D1007D04267 0072 2012-09-04 09-45-37 dat 0409.201208:45:37  481kB 0072
[ rec_data D1007D04267 0072 2012-09-04 14-49-50 dat 04092012 14:43:58  59kB 0072
| rec_data D1007D04267 0072 2012-09-05 17-14-38.dat 05.09.201217:14:38 483 kB 0072
| rec_data D1007D04267 0072 2012-09-06 16-05-06.dat 06.09.201216:05:06 299 kB 0072
F rec_dsts NANOTNNAZET O0T2 2012-00-07 11-77-10 dat 070620172 119799 AR kR v

[@ Beck [ MNew |[3 Concel |

Automatic Service: .ﬁc‘l‘ive‘.a "

To modify the selected device or the communication specifications, you can return to the
previous steps via "Back".

Clicking the "Next" button activates reading out of data from the device.

Clicking "Cancel" terminates this action, closes the window and stops the process.

If "Readout device memory* is selected in step 1:
Step 4 is skipped automatically, and all the data are read out of the device memory.
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2 Task pane -> Read out data

2.2.1.5 Step 5 of 5: Read out data

The defined data are read out and stored to the database.

A progress bar shows the progress in % and displays the estimated time remaining. The duration
of the read-out process depends on the data volume and the storage medium used. You can stop
the action during this procedure by pressing the "Cancel" button. You can return to the previous
view by selecting "Back".

Once the action has been completed, a confirmation text appears below the progress bar:

Eile View Extras Help

Task Pane * ||, Online Connection X

[Fressonsa ] - o
Mass Storage @ Step 5 of 5: Read out data

ha)

Online Connection

Visualization
Data Management

assigned to an existing device in the database.

Automatic Service: Inactiveii) -l

The defined data have now been read out of the device successfully and stored to the database.
The stored data have also been successfully deleted from the device memory.

Select "Close" to end the process. The window closes.
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2 Task pane -> Read out data

2.2.2 Reading out a new device not yet created

2.2.2.1 Step 1 of 5: Select device or create new device

The view shows the Plant View already created. This view can be restructured and expanded (see

4.1 Data management -> Plant view)"".

If the device to be read out is not yet created, you can create a new device using the "New

Device" button. Pressing this button jumps to step 2.

File View Bdras Help

asiohaze X &Dnhne Connection X
|Ersonn |2 @
g- :
Mass Storage & Step 1 of 5: Select Device

& Plart View

= A Site 2
(=[5 Ares 2

# Importiert Imported

Online Connection Mame Device Type Serial Number
~ Device 1 Memograph M.. SAD00604267
Data Management ~ Memograph M Memograph M AS007704267
=4 Site 1
B[] Area 1

# TemperaturRZ ~ Memograph M. AS007704267

e[ Frocess cell

(= [ Unit
M Unit 1 EngyCal RS33 SCHMALKEOD2
# Unit1 Ecograph T AADTCOD4268

[E> New Device l[a Cancel ]

Automatic Service: Inactivei’s) e |

Clicking "Cancel" terminates this action, closes the window and stops the process.
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2 Task pane -> Read out data

2.2.2.2 Step 2 of 5: Configure device settings

In step 2, the new device to be created and read out is defined.

To so do, define the interface to the device, the device type and the memory to be read out
(device memory, mass storage) in the "Select Source" area.

Automatic device detection: In the case of automatic device detection, the device type is
automatically detected when the required interface parameters are specified. Automatic detection
is enabled as standard. If automatic device detection is disabled, a drop-down list of all supported
device types appears once the interface is specified.

Then, in the lower area, define the communication/interface in greater detail.

File View Extras Help

Task Pane * | W Online Connection %
= Read out data ‘ @ @
Mass Storage w Step 2 of 5: Configure Online Interface
g‘# Select source
Online Connection Interface: UsE E‘
Visualization
Memorny: Device memary E‘

Data Management

[F] Automatic device detection

Device type: Multi Channel Recorder E‘

usB

Device address: 1

Port: lz‘

\Ihe device 15 read out by more than one Reporting Software

Read out PC 1 [=]

Repeat readout periodical

[@ Back |[® Hem |[3§ comcel |

Automatic Service: Active @

By checking the box for "The device is read out by more than one Reporting Software", it is
possible to read out up to 4 PCs.

Checking the box for "Repeat readout periodical" enables regular automatic readout. You can
define the automatic function for the corresponding device in the next step or via the automatic
configuration 6.3 ). The automatic readout requires a continuous connection to the device.

Pressing the "Next" button or the green arrow in the Main Toolbar jumps to the next step.
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2 Task pane -> Read out data

2.2.2.3 Step 3 of 5: Configure automatic

NOTICE

This is possible only if "Repeat readout periodical" has been selected in the previous step.

File View Bdras Help

asiohaze X &Dnhne Connection X
I = Read out data Q@ B @
w2
Mass Storage & Step 3 of 5: Configure Automatic
!‘gl Data read out
Online Connection
Data Management

4>

Start time: 09:00:00

Time synchronize

Start time: 09:00:00 b
Tolerance: 0 Day 00:01:00 E

[@ Beek  J[@ et |[8  conca |

Automatic Service: Amive‘.a :

Data read out:

The regularity of the automatic function is defined here. For this purpose, the "Active" check box
must be selected.

Interval: How often does the export take place?

Depending on the selected interval, define the repetition, start day and start time (see Section
6.3).

Time synchronize:

Here, you can synchronize the device time with the system time of the computer.

To define the regularity of the synchronization, the "Active" check box must be selected (see
Section 6.5).

Pressing the "Next" button or the green arrow in the Main Toolbar jumps to the next step.
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2 Task pane -> Read out data

2.2.2.4 Step 4 of 5: Device information

This tests the communication defined for the device.

The software tests the connection to the device and loads the specific device information.

In addition, if "Readout memory card in device“ is selected (in step 2), the data which are
contained on the memory card and which can be individually selected for readout are displayed:

File View Extras Help

Task Pane * | ®y Online Connection %
= Read out data an @

@

Mass Storage %‘ﬂ Step 4 of 5: Device Information

%1 Device

Tag: HKLC 1

Online Connection

Device Type:  Graphic Data Recorder
Serial Number:  D1007D04267

Visualization

Data Management

Memany Card

Filename Dateftime File size D |i+
® =t ‘E ‘
rec_data D1007D04267 0071 2012-07-05 08-12-20.dat 0507.201208:1220 483 kB 0071
rec_data D1007D04267 0071 2012-07-09 10-43-00.dat B
] rec_data D1007D04267 0071 2012-07-09 14-31-00.dat 09.07.2012 14:31:00 486 kB 0071
] rec_data D1007D04267 0071 2012-07-09 15-47-44.dat 09.07.2012 15:4744  451kB 0071
] rec_data D1007D04267 0072 2012-09-03 12-45-54.dat 0309.2012 124554 486 kB 0072
] rec_data D1007D04267 0072 2012-09-03 14-02-42.dat 03092012 14:0242  4B4kB 0072
] rec_data D1007D04267 D072 2012-08-03 15-18-52 dat 03092012 151852 483 kB 0072
] rec_data D1007D04267 0072 2012-08-04 09-45-37 dat 04092012 03:45:37 483 kB 0072
] rec_data D1007D04267 0072 2012-08-04 14-49-59.dat 0408.2012 14:4958  53kB 0072
] rec_data D1007D04267 0072 2012-09-05 17-14-38.dat 0509.201217:1438 483 kB 0072
] rec_data D1007D04267 0072 2012-09-06 16-05-06.dat 06.09.2012 16:05:06 239 kB 0072
[F r Adata D1OOTONA2ET B072 201 2-00-07 11-27-70 dat 07 09 2012 11-97-19 ARD LR nn7

[@ Beck [ Nea |[3 Concel |

Automatic Service: .ﬁc‘l‘ive‘.a "

To modify the selected device or the communication specifications, you can return to the

previous steps via "Back".

Clicking the "Next" button activates reading out of data from the device.

As soon as the selected data have been stored successfully to the database they are deleted from

the device memory or from the memory card in the device.

NOTICE

Once data are deleted, this cannot be undone!

Clicking "Cancel" terminates this action, closes the window and stops the process.
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2 Task pane -> Read out data

2.2.2.5 Step 5 of 5: Read out data
The defined data are read out and stored to the database.

A progress bar shows the progress in % and displays the estimated time remaining. The duration
of the read-out process depends on the data volume and the storage medium used. You can stop
the action during this procedure by pressing the "Cancel" button. You can return to the previous
view by selecting "Back".

Once the action has been completed, a confirmation text appears below the progress bar:

Eile View Bxtras Help

Task Pane X || Online Connection X

B
Mass Storage & Step 5 of 5: Read out data

)

Online Connection

Visualization
Data Management

assigned to an existing device in the database.

-

Automatic Service: Aclive‘.ia :

The defined data have now been read out of the device successfully and stored to the database.
The stored data have also been successfully deleted from the device memory or the memory card
in the device.

Select "Close" to end the process. The window closes.
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3 Task pane -> Visualization

3.

Task pane -> Visualization

In the Task pane, the "Visualization" task includes all items that pertain to displaying the stored or
current data.

Basically, the three functions "New", "Open" or "Edit" are available.

The "New" function creates a new visualization. By clicking "Open", visualizations (templates)
that have been defined earlier and stored are available. By clicking "Edit", templates that have
been defined earlier can be changed (e.g. select additional channels, delete templates etc.).

Clicking the corresponding icon opens a working window in the right half of the screen. This
window takes you step-by-step through the process for displaying the stored data in the desired
variant.

Icons in the upper area help you navigate through the individual steps: Icons in the working
window that are grayed out are not available for the corresponding work step.

o @ Green arrow pointing left: Corresponds to the "Back" button; jump to the previous
definition step.

o 5 Green arrow pointing right: Corresponds to the "Next" button; jump to the next
definition step.

o '@ Question mark: Help; call up the help function for the corresponding definition step.

In the Essential version, templates can be created, displayed and edited only if they contain data
from devices supported by this software version! Only one device can be assighed in each case to
the templates!
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3 Task pane -> Visualization

3.1 Visualization of saved data

3.1.1 Visualization -> New

3.1.1.1 Step 1 of 4: Select device

In step 1, the source devices are selected. On the left side of the working window, you can see
the Plant View (see 4.1 Data management -> Plant view). This view lists all devices for which
you can visualize the data.

NOTICE

Only supported devices can be selected in the Essential version!
No more than one device can be selected!

The right side of the working window shows the summary of the selected devices:

LTI Field Data Manager Software - Professional EI@

File View Extras Help

Task Pane * ||l Visualization x

\ Read out data \ =Y | a | @
[ Visualization |
) )
ﬁ ﬁ Step 1 of 4: Select devices Endress +Hauser [Z1]
New Display
] _ .
2 @ Saved Data @ Cument Measurements
Open Plant View Selected Devices
\d Name Device Type Begin End Mame  Devic Begin Eng
cait 1% Enterprise Unit1 Mem_ 30.032015 08 30032015 1146
(= # Unit 1 Memograph M.
# Data Management 30.032015 09:30:29

Automatic Service: Active G ;

You can select a device for the visualization by checking the device in the Plant View and clicking
or double-clicking the blue arrow that appears.

If you later want to remove a device from the list of selected devices, select it in the right-hand
list, then double-click the selected device or click the blue arrow that points towards the left to
remove it from the list.

If at least one device has been selected, the "Next" button appears. Click this button to jump to
the next step.

Clicking "Cancel" terminates this action, closes the window and stops the process.
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3 Task pane -> Visualization

3.1.1.2 Step 2 of 4: Select channel

In step 2, select the reports and channels:

Eile View Bdras Help
Task Pane * || Visualization
Read out data @ @
= Visualization
ﬂ d Step 2 of 4: Select channels
Nevi Trend Reports
ﬁ (&) Measurement values ODay OMonth  OYear OEillingdate (O Measuring Periods
QOpen
- Charngls
‘d! Tag Device Type | Min | Max | Average @ Status Instantaneous 7
Edit = Importiert Imported
| & e
Channel 1 T
Channel 2
Channel 3
Channel 4
Channel 5
O Channel &
O Channel 7
O Channel
O Channel &
O Channel 10
O Channel 11
O Channel 12
= Device 1 Memograph M.
O (= Channels
O Analog 1
O Analog 2
O Analog 3
O Analog 4 v
[\;l Back ] [E> Next I [x Cancel ]
Automatic Service: Ac’tiveua -l
Functions:
Trend:

Measurement values: Instantaneous values (analog values) of the selected device can be selected.

Reports:
Reports can be selected for the selected device, e.g. day, week, month, external (selection only
possible if these reports are stored in the device).

Channels:

Device designation/TAG, device type: This shows information about the selected device.
Min, max, average, instantaneous: Selection of the analog values of the device.

Status: Selection of the digital values of the device.

After selecting the analyses and channels for the data to be visualized, you can jump to the next
step using "Next".

Clicking "Cancel" terminates this action, closes the window and stops the process.

You can return to the previous view by selecting "Back".
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3 Task pane -> Visualization

3.1.1.3 Step 3 of 4: Select time slot or batch

In step 3, select the time slot (or the batch, if available) of the data to be visualized:

File View Bdras Help

Task Pane X || il Visualization X

Read out data @l @
= Visualization
& d Step 3 of 4: Select time slots
New
T Period
‘ﬂ Range: | From: [23.01.2012 08:36:00 | To: [23012m2093600 v
Qpen
|d Compare up to 2 time periods n
Edit Time scale From To
I 25012012 08:36:00 25012012 09:36:00
1 Hour 24012012 08:36:00 24012012 05:36:00
1 Hour 23.01.2012 08:36:00 23.01.2012 05:36:00

Cancel ]

F = B = @

Automatic Service: Aclive@ :

After selecting at least one time slot for the data to be visualized, you can jump to the next step

using "Next".

NOTICE

A maximum of 3 identical time ranges can be selected and thus compared with each other.

Clicking "Cancel" terminates this action, closes the window and stops the process.

You can return to the previous view by selecting "Back".
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3 Task pane -> Visualization

3.1.1.4 Step

4 of 4: Graph

Step 4 displays the Graph, Values and Events of the selected Time Slot:

Ele View Extras Help
TaskPane X | gvisuzlization X
[ Readontdata | @ & HEH S DR » #PPARAE 3agd @O
. - Measurement values / rend
[5 visualization | Device name: Importiert, Device 1, TemperaturRZ (Configuration 1), TemperaturRZ (TemperaturRZ ", TemperaturRZ (C 27, TemperaturR
T (TemperaturRZNesselwang)’, ‘Memograph M, ‘Unit T, Unit 1 (Unit 17 Range: Complete time range
4 [ Graoh
New 06 300 T = . ~80.0
L = ol e ] EE] o 3 B
5l y o o 3 = ol z Importiert
=] = = sl 3 ! H [#] — Channel 1 [Zeig]
Open 250 i i - i hlE TemperaturRZ (Configuratior]
o 04 1 it
- 8 i £ TR e [9] — Server5 Mite ['C]
i | i | | a | ’ Unit 1 (Unit 1)
i 3 LT T e T TN B g 11
s BUTE SEETE 2 TR0 RN [ s
et " 5 I ] [0 LRI
i | " 2 =LY i ] IR Kanal 2[4
Data Manage... H . -
16.0 " | Jano Analog 3[%]
01
100
H200
04
50
o5k 00 Joo
07200 0120 w20 Reduced data volu
L 1 1 20m Iz0.1
El Values |05.01201012:38:00 v (_search ]
Timestamy Importiert TemperaturRZ (Configuration 1) | Unit 1 (Unit 1) | Unit 1 (Unit1) | Unit 1 (Unit 1) a
4 Channel 1 [Zei] | Server-5 Mitie [C] Analog 1[%] | Kanal 21] | Analog 3[%] =
05012010 123300 |
05.01.2010 12:39:00 251
05.01.2010 12:40:00 253
05.01.2010 124100 25 @
O Evenis Deviee  |Al v | Caiegay Al v
Status | Timestamp Device Name Category Text a
@ 03032003145308  TemperaturRZ (Configuration 2) Miscellaneous int. Speicher geléscht T
@ 03092009145306  MemographM Miscellaneous int. Speicher geléscht
@ 03022009 145306 TemperaturRZ (TemperaturRZNesselwang)  Miscellaneous int. Speicher geloscht
@ 03092009145306  TemperatwRZ (TemperaturfiZNesschwang)  Miscellancous System neu gestartet
131019 3004 145308 T iurR7 (Confinucatinn 21 st tartet e
T =
< | B
Automatic Service: Active (5

The following functions of the icons are possible:

HEHS DA W= PR (aad @O

e

= Disk: Save the visualization; if it has not yet been saved, a new template is created.
This template is then available for future visualizations.

kd Disk with pen: Save as; create a new template, assign a new name for the template.

$ Box with arrow: Export; enables you to export the selected data in the *.csv or *.xls
formats.

1 Printer icon: Print; allows you to print the current window.

1 Preview: Generates a print preview

Adobe Acrobat® icon: Export as PDF file.
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3 Task pane -> Visualization

o #l Byr chart: Change chart settings:

~
Chart settings - a 2 e e et S|
Main settings
Il I General
Al - ,
Main seftings All y-axes Ewvents Legend Buttons
“j Step height: 15 [] Background color gradient

Event filter
Zoom

ﬁ @ xmds

Channels = . .
() x-adis and y-ads

Help lines
in the channel colour Iz‘
Pen width: 1t
Style: Solid [+]

Display area distribution
Analogue and counter values: 7515

Digital signals: 5%

¥ ook )@ e |

? Pin: Enable or disable value cursor. If you move the cursor over the chart, the value
displayed below the graph is automatically updated according to the position of the cursor.
By pressing the left mouse button, the displayed values in the "Values" and "Events" area are
also updated.

. P Notepad: Add comment; enables you to add comments in the chart area, this option is
available for the chart view exclusively.

. < Refresh: The selected time period is set to the current time and loaded.
o« u Magnifying glass+: Zoom in

o« = Magnifying glass-: Zoom out

o« Magnifying glass 1:1: Reset zoom

e "3 Gear with printer: Automatic print out

e “H Gear with Excel: Automatic Excel/ CSV export

o ¢ Gear with Adobe Acrobat® icon: Automatic PDF export

o« = Rectangle with blue arrow: Maximize or minimize the chart

The "Automatic print out", "Automatic Excel/CSV export“ and "Automatic PDF export® functions
are not supported in the Essential version and therefore cannot be selected.

"Graph" area:

Double-clicking the header in the "Graph" area enlarges the graphic view and shows it in full-
screen mode. The function corresponds to the "Maximize the Chart" icon. This enables you to
work more conveniently without additional scrolling effort:

43



3 Task pane -> Visualization

File View BExtras Help

i Visulization X

@ HeE $ 5

d Device name:

Qs WPPaa 8| ags e

‘Importiert, ‘Device 1", Te (o

Measurement values | trend
" T

1. (TemperaturRZNesselwang)', Temper
(TempersturRZNessehvanal, Memoaraph M., ‘Uit 1", Urit 1 (Unit 1)’ Range: Complets time range

RZ (Confi 2" TemperaturR

- . = = g e Importiert
S \ K] i K] — Channel 1 [Zeif]
& 2 = TemperaturRZ (Corfiguration
i 4 — Server-5 Mitee ['C]
g T £ Unit 1 (Unit 1)
1. m = [ — Analog 1[%]
! ! iy Kanal 21
“ | — Analog 3[%]
' i
IR J |
| I
| 1 l L
|
01 i,ﬂ‘ m‘ " 0
18.0F
0 o1
10.0F
04 104
sof
st ool | los
07.2m0 182010 pazmo 102010 11.2m0 123010 o1.2m1 22011
Reduced data volu
200 1
[ Values ]
[l Events ]
¢

The note "Reduced data volume" means that the data have been reduced automatically to
compile the chart. This enables a fast display. If you zoom into the chart (multiple times), this
note no longer appears, as all values must be used for the display.
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3 Task pane -> Visualization

You can left-click to draw a frame in the chart field. This enables you to enlarge the selected area:

File View Bxtras Help
\af Visualization X
@0 S DA @ PPAAE | Qed MO
- Measurement values [ trend
ﬂ Device name: Importiert, ‘Device 1" T Rz (C " TemperaturRZ (T emperaturRZNesselwang)’. TemperaturRZ (Configuration 2). TemperaturRZ
(TemperalurRZNesselwanal', Memoaraph M. Uit . "Unit 1 (Unit 1) Range: Complete time ranae
\ Graph
- 06 = o L] El g DE Impertiert
IS 2 =1 I o % [#] — Channel 1[Zeit]
B a = & T
o - ci= % = TemperaturRZ {Corfiguration
s g 5 l [&] — Server-5 Mite [C]
o “|”‘| Ly Bl % £ Unit 1 (Unit 1)
/I N -'m\‘ll\ “\ it I | )y = ] Analog 1[%]
5 1
04 ,“[ ‘ Ll EUE - 04 Kanzl 214
| I J r‘ ! LAl | [#] — Analog 3[%]
| H
W I
i | [
] L)
01 I 101
. ]
ﬂ
150F
01 401
10.0F
-4 1-04
50
RGN ; s
T T T T T T T T T
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< It

Left-clicking an entry in the legend (right) opens a window with additional chart settings:

Unit 1 (Unit 1): Analog 1[%] *
Chart
@ Line chat () Bar Chart

W 2116010 v

Pen width: 165

Style: Solid v
Display storedmeasured value marks

[] visible

Size: 1=

Style: Square
Scalefy-fuis

[] Scale y-Auis to max value  [] Inverted
[ Logarithmic scale Exponential notation
Automatic scaling

Minimum: %
Maximum: 00| %
Scale spacing automatic generation

Scale spacing: %
y-Auis: Default bl

[ Help line 1: %
[ Help line 2: 00| %
[1 Help line 3: %
Grid: Automatic o

« OK 3 Cancel
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3 Task pane -> Visualization

"Values" area:
Display all values with a time stamp. You can select "Search" to search for values for a specific

day/time.
If the cursor 4 is enabled, pressing the left mouse button updates the displayed values
according to the position of the cursor in the diagram:

File View Extras Help
\ Visualization X
@0 S DA @ PPAAE | Qed MO
- Measurement values | trend
ﬂ Device name: Importiert. ‘Device 1", TemperaturRZ (C: 1. TemperaturRZ (T emperaturRZNesselwang)”. TemperaturRZ (Configuration 2)". TemperaturRZ
(TemperaturRZNessetwanal', Memoaraph M. Uit T, 'Unit 1 (Unit 1" Range: Complete time ranae
L6 Graph ~
Values (05012010 123800 | [ Sesreh_|
Timesta Importiert TemperaturRZ (Configuration 1) | Unit 1(Unit 1) | Unit 1 (Unit 1) | Unit 1 (Unit 1) L
=gy Channel 1 [Zeit] | Server-5 Mitie ['C] Analog 1[%] | Kanal 2 1] Analog 3 [%]
25012012 09:02.00 26
25012012 09:03:00 26
25012012 08:04.00 25 U
25012012 09:05:00 26
35012012 09:06.00 226
25012012 09:07:00 26
25012012 09:08:00 226
25012012 09:09:00 26
25012012 09:10:00 226
25012012 05:11.00 26
25012012 09:12:00 26
25012012 08:13.00 26 o5
< |

"Program Logbook" area:

When measured values of a sampler are selected, the program logbook is displayed in an
additional area. It contains all the sample programs that have been fully completed in the selected
time period. There is a "Document” button beside the 'Program logbook' header:

File Wiew Extras Help

o Visualization X

@0 HEUS R @ PPaaas : O e
" Measurement values [ trend
d Device name: 'EH_CSF48_" Range: 05.05.2070 12:38:09 to 26.05.2070 15:01:41
| £ Graph
| Programlogbook |
Device Name * | Start Time Stop Time Program Name

EH_CSF48_ 05.05.2010 12:.40:11 06.05.2010 00:31:05 Program1
EH_CSF48_ 06.05.2010 08:24:26 06.05.2010 20:25:30 Program1
EH_CSF48_ 07.05.2010 08:38:0% 07.052010 20:25:02 Program1
EH_CSF48_ 10.05.2070 08:53:15 10052010 20:44:08 Program1
EH_CSF48_ 17.05.2010 11:01:14 17.05.2010 22:52:08 Programi
EH_CSF48_ 15.05.2010 08:15:.07 15.05.2010 20:06:00 Program1
EH_CSF48_ 21.05.2010 08:23:13 21.05.2010 20:14:07 Program1
EH CSF48 25052010 08:34:33 25052010 20:25:13 Program1
< |

|

Once a sample program has been selected, it can be opened with the "Document" button and
then saved and printed out:

Program logbook
FIE)

Program Name : Program1

~
Page 1af2
Program logbook (Program 1) 25012012 16:42:24
TAG ID: EH_CSF48
Date, Time 0
eitproportional
10 mir
wolume: 100 m|
Sofort
Start tim 010 10:30:00
Program sk Programmende
Time Sample  Bottle Running Volume Mode (Sub=)prgrm State
114 1 Program1
2/4 1 Pre
314 1
a4 1
2id 2
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3 Task pane -> Visualization

"Events" area:
Events of the selected device are shown here.

If the cursor 4 is enabled, pressing the left mouse button updates the displayed events
according to the position of the cursor in the diagram:

File View Exras Help
TaskPane X | gvisualization X
[ Readoutdata |0 ) HE & DA @ P XA | Gad HS
[ visuatization | & Device name: Importier!, ‘Device T, TemperaturRZ (Configuration n”?i.::m‘%i‘?%’":“ R . TemperaturRZ (Configuration 2), TemperaturRZ
(TemperaturRZNesselwana)'. ‘Memoaraph M. “Unit 1. "Unit 1 (Unit 1) Range: Complete time range
ﬁé (5] Graph ~
New [ Values 1
‘A Events Device  [All | Caiegoy (AN v
L Status | Timestamp Device Name Category Text |
Open @ 0401201001831  TemperatwRZ (TemperaturRZNesselwang) - Power OniOff Netz Aus
‘ d i@ 0401201009:1841 TemperaturRZ (TempersturRZNesselwang)  Power On/Off Hetz Ein
‘ @ 05012010102858  TemperanrRZ (TempersturRZNesselwang)  Power OniOf Netz Aus
Edit @ 0501.2010102008  TemperaturRZ (TempersturRZNesselwang) Power OniOff Netz Ein =
\ Data Manage... | @ 0501201011:1907 TemperaturRZ (TemperaturRZNesselwang)  Power OniOff Netz Aus
@ 05012010113005  TemperaturRZ (TempersturRZNesselwang) Power OniOff Hetz Ein =
a 05.01.2010 11:30:10 TemperaturRZ (TemperaturRZNesselwang) = Limit violation Server-5 Oben > 350 °C
@ 05012010113011  TemperawrRZ (TempersturRZNesselwang) ~Digitalinput (In-/Out-message) Temp High Serverraum
@ 0501201011301 TemperaturRZ (TempersturRZNesselwang) - Limit viclation Hetz-2 Oben > 40.0°C
g 05.01.2010 11:30:11 TemperaturRZ (TemperaturRZNesselwang) = Limit violation Server-5 Unten > 350°C
@ 0501201011301 TemperaturRZ (TempersturRZNesselwang)  Limit viclation Server-2 Mitte > 35.0°C
@ 0501201011:3011 TemperaturRZ (TemperaturR Digital input (In-0 \ge) Temp High Serverraum
@ 0501201011301 TemperaturRZ (TempersturRZNessehwang)  Limit viclation Netz-1 Wit > 35.0°C v
&
< [E]
Automatic Service: Active 45 E|

Select "Close" to end the visualization. The window closes.

You can return to the previous view by selecting "Back".
3.2 Visualization of current data (Live View)

3.2.1 Visualization -> New

3.2.1.1 Step 1 of 4: Select device

In step 1, the device to be visualized is selected:

L Field Dats Manager Software - Professional (=3 Ec ==
Fle View Edras Help
Task Pane X | g Visuslization 3

[ Read out data IEEd * |# @
E

& ﬂ Step 1 of 4: Select devices Endress+Hauser [Z.]

New Display

A ) Saved Data @ Curert Measurements

Open Plant View Selected Devices

\d Name Device Type Serial Number HName Device Type = Serizl Number

it % Enterprise Unit 1 Memograph..  SIMUIDX002F
Unit 1 Memograph M. SIMUIDX002F

‘ Data Management ‘

& e

Automatic Service: Active’@ ;

The selected device appears on the right-hand side.

If you later want to remove a device from the list of selected devices, select it in the right-hand
list, then double-click the selected device or click the blue arrow that points towards the left to
remove it from the list.

If a device has been selected, the "Next" button appears. Click this button to jump to the next
step.

Clicking "Cancel" terminates this action, closes the window and ends the process.
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3 Task pane -> Visualization

3.2.1.2

Step 2 of 4: Read channel information

In step 2, the software reads out the channels of the connected device. Once the read process is
completed, the device automatically skips to step 3.

File View Etras Help

Task Pane

LI Field Data Manager Software - Professional

(=8 e =R

o Visualization X

[ Read out data

[« =8 & = P TIcr)

E

ld Step 2 of 4: Reading Channel Infarmation Endress +Hauser [Z1]

[IIIIIIIIIIIIIIIIIIIIIIIIIIIIIIIIIIIIIIIIIIIIIIIIIIIIIIIIIIIIIIIIIIIIIII

Finished successfully.
Click Close"to close the wizard.

Data Management

Mutomatic Service: Activetd

3.2.1.3 Step 3 of 4: Select channels and display format

In step 3, select the channels and display format:

File Wiew Extras Help

Task Pane EY

[ Read out data

| Visualization

%

Mew

w

Open

ln%

Edit

= Data Management

En

Plant View

$

Export

é}

Import
o

Automatic

e Visualization [Period 1] X | Visuslization X
@v|HE - P ]

A Step 3 of 4: Channe! Selection Endress+Hauser [Z1]

@ Curves ) Bargraph O Digital values
Cramnels
Tag Device Type Channel Type
1 Memograph M Memagraph M RSG5

a8 (= Channels
B Channel 1 Instantaneous
=] Channel 2 Instantaneous
] Channel 3 Instantaneous
] Digital 1 Digital state
] Digital 2 Counter (Day)
] Digital 2 Counter (Month)
] Digital 2 Counter (Year)
] Digital 2 Counter (Tetal Counter)

>

Automatic Service: Activeld

NOTICE

Up to 40 channels or 100 digital inputs can be selected.

Select the channels to be selected and the display format. Measured value curves, bar graphs and
digital values are available as possible display formats.

If at least one channel has been selected, the "Next" button is enabled and it is possible to skip to
the Live View.
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3 Task pane -> Visualization

3.2.1.4 Step 4 of 4: Display current values (Live View)

Display current values as measured value curves

File View Extras Help

Task Pane x

[ Read out data |

@t |HiR

|© wisualization |

| Visualization [Pericd 1] X | Visualization X

"Al}l'?"‘

cE)

Current measurement values (Curves)

d Device name: Memograph M
100

= Data Management

%

Plant View

Iy
]
8
a

&

5
3
H
3

&

Automatic

E - 10
B :‘fé'ﬁ‘ % Memograph M
/ [#] === Channel 1:91.1 mA
// / [ — Channel 2:49 %
! 4 [#] == Channel 3. 643 %
i 1]
: / [#] — Channel 4:927 %
r’r [#] == Channel 5: 712 %
l [#] == Charnel 6:97.8 %
/ Math 2 (Gesamizihler): 38327105
B0 I~
[
40 / o
/|
/
20 y "
/ /
/
/
4
4200 14300 114400 104500 114B00 114700 114800 104300 115000 115100

Automatic Service: Active'id |,

Display current values as bar graphs

Fle View Exras Help

Task Pane x

[ Read out data |

@ diE

[ visualization |

Open

i

Edit

d Device name

- ~
=
EIR=
____ 1]

© Data Management |

%

Plant View

&

o
o

g

S

&

)
5
8
S

&

Automatic

|

00
Ghannel 1

&# Visualization [Period ] X | Visualization X

| =

60,5%

El

00
Channelz

Current measurement values (Bargraph)

3285°C

¢ I

Channel3

B e e | GEE

Automatic Service: Active &G

Display current values as digital values

Fle View Extras Help

Task Pane x

[ Read out data

[ visualization

b

New

)

Open

i

Edit

[ Data Management

%

Plant View

&

o
o

g

S

&

)
5
8
S

&

Automatic

Off

| Visualization [Period 1] X |l Visuslization X
IR | = @l |@e
— Current measurement values (Bargraph)
duewoename
Digital 1 Digital 2

7496,0

Next

el

Automatic Service: Active ()

In step 4, the current data for the selected channels/inputs are displayed.

The following functions of the icons are possible:
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3 Task pane -> Visualization

QE>|HH '|.ll;la-f’ |E,~g~,

@ Back. Return to the previous step
% Next. Skip to the next step. Only active if "Back" was pressed beforehand.

& Disk: Save the visualization. Save the current visualization as a template. If a template has
been opened and modified, the template is overwritten with the new settings.

& Disk with pen: Save as. Create a new template, assign a new name for the template.

Adobe Acrobat® icon: Export as PDF file. Export current view as PDF (only for graph
display).

# Bar chart: Change the chart settings:

Chart settings @Eﬂ
Main settings
Il I General
Main settings Update Rate: 1 second H

ai

Channels

T |
Setting the update rate
Chart settings E@ﬂ
Channels
Il I Channels
Channel 1
Main settings
C Chart
2 I Bar color: M 5 100146 IZ‘
Eteonels [] Enable Range
Minimum: %
Madmum %
v ok J[X con

Settings for the individual channels: color, area
# Reset line chart. Reset the measured value curve (only for measured value curve view).

P Pin: Enable or disable value cursor (only for measured value curve view). If you move the
cursor over the chart, the value displayed below the graph is automatically updated according
to the position of the cursor. By pressing the left mouse button, the displayed values in the
"Values" and "Events" area are also updated.
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3 Task pane -> Visualization

= Rectangle with blue arrow: Maximize or minimize the chart

By pressing the "Back" button you can call up and change the channel selection again.

All the channels selected in step 3 are displayed in the right-hand section of the window. The
channels can be displayed and hidden by checking and unchecking the check boxes.

3.3 Visualization -> Open

3.3.1 Step 1 of 4: Select template

In step 1, you can select the template of the data to be visualized:

File View Extras Help

Task Pane X || @A Visualization X
Read out data =3 71}
= visualization
1 1
ﬂ *FJ Step 1 of 4: Select template
New .
) =) Templates
fj ﬂ Recorder 1 complete

|J Temperature Server
Open

i

Edit

I Data Management

B e )E e ]

BAutomatic Service: A(:Iweiia

If a template has been selected, the "Next" button appears. If there is a template for saved data,
you go directly to step 3. If there is a template for current data, measured value display
commences immediately.

In the Essential version, templates can be selected and opened only if they contain data from
devices supported by this software version! Templates with more than one device cannot be
opened!

Clicking "Cancel" terminates this action, closes the window and stops the process.

3.3.2  Step 2 of 4: Select channel

Step 2 is skipped automatically as the reports and channels of the source devices are already
stored in the selected template.

3.3.3 Step 3 of 4: Select time slot or batch

Only for the visualization of saved data. This step is skipped if there is a template for displaying
current measured values.

In step 3, select the time slot (or the batch, if available) of the data to be visualized:
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3 Task pane -> Visualization

File View Extras Help

Task Pane * || Visualization [Period 1] X

[ Read out data IS =

4 ‘AJ Step 3 of 4: Select time slats

New

|E visualization

Period

{J Range From: | 15,08 2015 13:25:55 [=] To: [16082m5 132555 [=]

i

Open
S '

From

To

Edit Time scale

1Day { 14.08.2015 132555

{ 15082015 13:2555
116082015 13:25.55

{ 13082015 132555
{7408201513:2555
115082015 13:2555

=l Data

1Day

'-,'El T Day

Plant View

ERCSa Rl =

Butomatic Service: Active (G |

After selecting at least one time slot for the data to be visualized, you can jump to the next step
using "Next".

NOTICE

A maximum of 3 identical time ranges can be selected and thus compared with each other.
Clicking "Cancel" terminates this action, closes the window and stops the process.

You can return to the previous view by selecting "Back".

3.3.4 Step 4 of 4: Graph

Step 4 displays the graph, values and events of the selected time slot or live data (for descriptions,
see Section 3.1.1.4 or 3.2.1.4).
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3 Task pane -> Visualization

3.4 Visualization -> Edit template

3.4.1 Step 1 of 4: Select template

You can edit stored templates here:

LT Field Data Manager Software - Professional

oo ]
File View Extras Help
Task Pane * | e Edit template ¢

Read out data |d Schritt 1 von 4: Template auswahlen
= wisualization | Vorlage

d ‘d Step 1 of 4: Select template Endress+Hauser E{[’

Mew B+ Templates

! B EE

L -]

Open
i

Edit

Data Management

[  Edt  [[# Cee |

Automatic Service: Activet@

By selecting a template and right-clicking, you can delete or rename the selected template.

After selecting a template, you can jump to the next step using "Edit" and edit the template.

NOTICE

In the Essential version, templates can be selected and edited only if they contain data from

devices supported by this software version! Templates with more than one device cannot be
edited!

Select "Close" to end the process. The window closes.
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3 Task pane -> Visualization

3.4.2 Step 2 of 4: Select devices

In step 2, the source devices are selected. On the left side of the working window, you can see
the Plant View (see 4.1 Data management -> Plant view). This view lists all devices for which
you can visualize the data.

The right side of the working window shows the devices saved in the visualization template:

Flle Miew Edras Help

Task Pane X [ Edittemplate [Period 1] X
[ Read out data IEEA @

|2 visualization

é \d Step 2 of 4: Select devices

Plart View Devices for the selected template

ﬂéj Name Device Type Begin End Mame D Begin End
Open =3 Enterprise Graphic ata Manager (Period. W TS0B20T8 T4 1700 2015 1247}

- ¥ Graphic Data.  Graphic Data Manager
\d I Unit 1 Graphic Data Manager
€ Unit 1 015 15:49:.41 30.09.2015 08:38:15

Edit © Unit 1 015 15:48:23 27.07.2016 15:48.23
© Unit 1 015 14:46:57 27.07.2015 15:48:00

() Data Management S it
€ Unit 1 27.07.2075 14:28:48 27.07.2015 14:31:04

€ Unit 1 27.07.2075 13.54:20 27.07.2015 14:10:02

"

Plant View

&ie

5
]
8
A

&

Automatic

[@ Bk |[®  mea  |[# conca |

Automatic Service: Actived i

You can select a device for the visualization by checking the device in the Plant View and clicking
or double-clicking the blue arrow that appears.

If you later want to remove a device from the list, select it in the right-hand list, then double-click
the selected device or click the blue arrow that points towards the left to remove it from the list.

NOTICE

Only supported devices can be selected in the Essential version!
No more than one device can be selected!

If at least one device has been selected, the "Next" button appears. Click this button to jump to
the next step.

Clicking "Cancel" terminates this action, closes the window and stops the process.
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3 Task pane -> Visualization

3.4.3 Step 3 of 4: Select channels

In step 3, select the reports and channels:

Fle Miew Extras Help
Task Pane X | G Edit template [Period 1] %
[ Read out data [« @ | @
|5 visualization I
& |& Step 3 of 4: Select channels
Mew Trend Reports
f‘j @ Measurement values P External @ Extemal 2 @ External 3 @ External 4
Open Channels
‘d Tag Device Type Min | Mex Buerage Sms Instantancass =
Edit 5 Graphic Date Manager (Pericd 1) Graphic Dats Manager
Cl Data Management | E = Ba‘cé‘::h |
<5 =] Batch 2
h (=] Batch 3
& Batch 4
p‘a”{;‘g’" @] Channels
. [Ed Channel 1 £
g = Channel 2
Export & Channel 3
& £ Channel 4
7] £l Channel &
[Ed Channel 7
Import o Chennel &
¢ha = Channel 10
£ Digital 1 Il
! Math 1
Autematic Math 2
™ Math 3
= Math 4
5] Math 5
I Math & wl =
[@ Bod (& upee |[@ Conce |
Automatic Servies: Active (@ _

Measurement values: Instantaneous values (analog values) of the selected device can be selected.

Reports:

Reports can be selected for the selected device, e.g. day, week, month, external (selection only
possible if these reports are stored in the device).

Channels:

Device designation/TAG, device type: This shows information about the selected device.
Min, max, average, instantaneous: Selection of the analog values of the device.
Status: Selection of the digital values of the device.

After selecting the reports and channels for the data to be visualized, the selected template is
overwritten by selecting "Update".

Clicking "Cancel" terminates this action, closes the window and stops the process.

You can return to the previous view by selecting "Back".
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3 Task pane -> Visualization

3.4.4 Step 4 of 4: Update template

In step 4, you update the template selected in step 1.

A progress bar shows the progress in % and displays the estimated time remaining,

Once the action has been completed, a confirmation text appears below the progress bar:

File View Exras Help

Task Pane X

[ Read out data

|© visualzation

)

New
Open

Edit

=) Data Management

s

Plant View

&

o
o
A

5
<
B
a

R

i Edit template [Fericd 1] X

|@

@ Step 4 of 4: Updating template

The template was successfully updated

«

Bac

k

To modify additional templates, you can return to step 1 by selecting "step 1".

Select "Close" to end the process. The window closes.

Automatic Service: Active (G
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4. Task pane -> Data management

The task "Data Management" includes all functions that pertain to the management of data and
devices.

The data are managed by importing data (e.g. in non-secure format as *.csv or *.xls or in secure
format as *.fdm). The data can also be relocated from the database to reduce the volume of the
database.

The device management takes place primarily via the Plant View, i.e. the tree structure in which
all available devices are listed.

4.1 Data management -> Plant view)

You can open the Plant View via the "Data Management —>Plant View" task.

Before you can create devices, an enterprise must be present (is already defined as a default
setting). The entire enterprise can then be divided into Site, Area, Process Cell and Unit.

This division results in a tree structure with multiple nodes. You can assign multiple devices to
each node:

File View Extras Help
Task Pane * || sy Plant View X
Read out data - g &% @
Visualization ~
<
=l Data Management ’E’ Plant View
*,EI Name Device Type Begin End Serial Number ~
- | =kW Enterprise
Plant View =M Device 1 Memograph... 3A000604267
i} €] Cenfiguration 1 16.04.2010 07:51:29 16.04.2010 14:36:36
'\’ = ¥ Memograph M Memograph AS007704267
Export €] Cenfiguration 1 03.09.2009 14:53:06 03.09.2009 15:17:45
3} .4 Site 1
e =[5 Ares 1
g 5 # TemperaturRZ Memograph AS00TT04267
Import [€] Configuration 1 05.01.2010 00:00:00 25.01.2012 09:36:00
; [C] TemperaturRZNessel .. 03.09.2009 14:53:09 05.01.2010 11:35:24
H."} [€] Configuration 2 03.09.2009 14:53:06 03.09.2009 15:17:45
[€] TemperaturRZ Nessel 03.08.2009 14:53:06 03.08.2009 15:17:45
Automatic "
= A Site 2
(=[5 Arez 2
=) Process cell
= # Importiert Imported
[Cl Configuration 15.06.2011 00:00:00 15.06.2011 00:00:00
(= 4] Unit
=M Unit1 EngyCal SCHNALKEDDZ
[€] Configuration 01.01.2010 00:00:00 01.01.2011 1%:32:00 —
=W Unit 1 Ecograph T AADICO04268
@ Unit 1 15.06.2011 05:52:54 15.06.2011 0&:02:42
€1 Unit 1 15.06.2011 05:07:45 15.06.2011 05:57:12
€ Unit 1 15.06.2011 05:05:48 15.06.2011 05:07:45
@ Unit 1 15.06.2011 05:04:48 15.06.2011 05:05:45
@ Unit 1 15.06.2011 05:03:54 15.06.2011 05:04:45
€1 Unit 1 15.06.2011 085:02:57 15.06.2011 085:03:51
€ Unit 1 15.06.2011 04:58:45 15.06.2011 05:02.56 ]
Putomatic Service: Active 45 4

Not all devices are supported in the Essential version. Only devices supported by
this software version can be assigned to the nodes.

The Main Toolbar of the Plant View gives you the following options:
+XREEPOELNTO

o *~ "Plus": Add a new node, i.e. further subdivide the structure of the enterprise; the
hierarchy is as follows: Enterprise, Site, Area, Process Cell and Unit. Devices can be assigned
to these nodes. These device nodes can also be renamed, deleted or moved to other plant
areas (other higher-level nodes).

o ¥ X" Delete a selected node, a device or data from the database. When you delete device
data, the time range can be selected:
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4 Task pane -> Data management

Delete Data from Configuration ‘Configuration”

Please select the time range that shzll be deleted in the database. Select 'Complete time range’ to delete the whole node.

Period

GELIE ser defined b From: | 01.01 2010 00:00:00 | To: |01.01.201115:32:00 v

[w OK 1 [x Cancel

NOTICE

When you delete a node, the corresponding allocated subnodes and the devices assighed to
these nodes are deleted along with all of the data.

e ¥ "Scissors": Cut out the selected node and copy it to the clipboard. You can then reinsert
the node by pasting it at another location in the Plant View.

o« O "Clipboard": Paste a node copied to the clipboard earlier

o 7 "Pad with pen": Rename the selected node

.« @ "Rings": Merge data (see Section 4.1.1)

=

e “# "Box with arrow": Import an existing Plant View / device tree (e.g. from FieldCare) (see
Section 1.9)

e ® "Wrench": Open the Communication Settings of the selected device (see Section 6.1)

e @ "Two arrows": Load the Plant View from the database; this function is needed in order
to update the Plant View (e.g. after creating a new device during the first read-out process).

The options listed above (creating, deleting, renaming nodes; merging data; etc.) are also available
in the context menu that appears when you right-click.

Creating a new device:

The read-out process for a new device creates a new device node in the Plant View. The readout
can take place via the interface or from the storage medium (see Section 2). The data are
analyzed while they are read out. If the read-out device is already stored in the database (with
serial number and device designation/TAG and the same device configuration) the data are
automatically assigned to the corresponding device node and thus to the known device. If there
are deviations of the read-out device in the serial number or device designation/TAG, a new
device node is created automatically. If the serial number and device designation/TAG do not
differ, but the configuration was changed between the last read-out process and the current read-
out process, a new configuration node is created for the data under the existing device node. The
read-out data are then assigned to this new configuration node.

Importing an existing Plant View/existing device tree:

The Reporting Software allows you to apply an existing, saved device tree or an existing Plant
View from another program. This functionality is provided in the "Data Management -> Plant
View" task.

) . LI )
Pressing the "Box with arrow" icon opens the directory structure of the computer. Select the
storage location and the corresponding CSV file of the Plant View. Then, the tree structure is read
into the database and stored there. The same function is provided by selecting the enterprise,
then right-clicking and selecting "Import Plant View".

Device settings:

Settings that are assigned directly to a corresponding device can be defined using the setting
menu in the Plant View.
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4 Task pane -> Data management

To do so, select the corresponding device, then open the settings window by clicking the

"Wrench”icon * or by right-clicking "Change Settings" from the context menu. For a detailed
description, see Section 6.

4.1.1 Merging configurations

Individual devices which have been read out are identified in the Reporting Software via the
device designation/TAG and serial number. In addition, the configuration of the channels is
evaluated.

If the read-out data can be clearly assigned to a device (via the serial number and device
designation/TAG) but the configuration of the read-out device data does not match the stored
device configuration, a new configuration is created below the device node.

This can happen, for example, if the configuration of the device has been changed (e.g. a channel
has been switched off or the unit of a channel has been changed) or the device has been used as a
portable measuring instrument at different measuring points with a different configuration.

If you want to merge data despite a different configuration, to ensure a continuous database and
thus a continuous analysis, you can do so using the "Merge Configurations" function.

When merging, the measuring data are always assigned to the latest, most recent configuration.

Select a configuration in the Plant View in the task "Data Management -> Plant View" 4.1. This
selected configuration is then assigned the data of the other configurations, i.e. the selected

configuration remains in place. Clicking the "Rings" icon @ or the context menu that appears
when you right-click "Merge Configurations" opens a new dialog window:
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4 Task pane -> Data management

4.1.1.1 Step 1 of 2: Select configurations

The left side displays the devices available in the database and their assigned configurations.

By double-clicking a configuration, selecting the configuration and clicking the arrow that points
to the right in the center of the two boxes or dragging and dropping using the mouse, you can
move the configurations to be merged to the right side.

All data of these configurations in the right-hand box are merged and assigned to the
configuration selected in the Plant View and the corresponding device.
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NOTICE

Once devices and device configurations are merged, this cannot be undone.

Pressing the "Next" button or the green arrow in the Main Toolbar jumps to step 2 and merges

the configurations.
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4 Task pane -> Data management

4.1.1.2 Step 2 of 2: Merge

It is only possible to merge configurations if no data are lost as a result of the merge. Example: A
device has 2 configurations. 2 channels were active in the older configuration while one channel
was switched off in the more recent configuration. As a result of the merge, all the data are
assigned to the latest (more recent) configuration. In this example, only one channel would now
be active. It would not be possible to access the data of the second channel. For this reason, in
our example it is not possible to merge the configurations. In such situations a message is
displayed.

Other situations can, however, occur in which the user can decide whether the configurations
are to be merged or not. An example would be changing a unit of a channel or switching a
channel from average to minimum. A message is displayed here, e.g.:

terge Configurations: Device 1 - Device 1

The configurations have a channel ‘&nalog 1' with a different type. The type will be changed from ‘Average' to
‘Min'.

After the merge the settings of the newer configuration will be uzed. Ta keep the data as they have been stored
in the device the merge should be canceled.

Fress "Merge Configurations”" to use the settings of the newer configuration or "Cancel to cancel the merge of
the configurations.

’ Cancel ] I Ierge Configurations l

Select the appropriate button to either merge the configurations or cancel the merge.

A progress bar shows the progress in % and displays the estimated time remaining. You can stop
the action during this procedure by pressing the "Cancel" button. You can return to the previous
view by selecting "Back".

Once the action has been completed, a confirmation text appears below the progress bar:
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Select "Close" to end the process. The window closes.

4.1.2 Merge devices

Individual devices which have been read out are identified in the Reporting Software via the
device designation/TAG and serial number.
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4 Task pane -> Data management

If devices do not match in these points, they are created as separate devices in the Plant View.

For replacement devices/spare devices, you are prompted to merge the data despite the different
serial numbers to ensure a continuous database and thus a continuous analysis. The "Merge
Devices" function enables you to do this.

You can select one of the devices to be merged in the Plant View in the task "Data Management -
> Plant View" 4.1. The selected device remains, and all data of the devices to be merged are

assigned to this selected device from now on. Clicking the icon @ or the context menu that
appears when you right-click "Merge Devices" opens a hew dialog window:

4.1.2.1 Step 1 of 2: Select devices

The left side stores the devices available in the database.

By double-clicking a device, selecting the device and clicking the arrow that points to the right in
the center of the two boxes or dragging and dropping using the mouse, you can move the devices
to be merged to the right side.

All data of these devices in the right-hand box are merged and assigned to the device selected in
the Plant View:
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Pressing the "Next" button or the green arrow in the Main Toolbar jumps to step 2 and merges
the data of the devices.
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4.1.2.2 Step 2 of 2: Result: merge devices

A progress bar shows the progress in % and displays the estimated time remaining. You can stop
the action during this procedure by pressing the "Cancel" button. You can return to the previous
view by selecting "Back".

After the devices and their data have been merged successfully, a confirmation text appears below
the progress bar:
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NOTICE

Once devices are merged, this cannot be undone.

Select "Close" to end the process. The window closes.

4.2 Data management -> Export

You can export the data stored in the database.
Various options exist for doing so:

- Tamper-proof export in a secure format (binary files *.fdm)
- Export to non-secure formats (Excel / CSV)

Data that are exported in the secure format cannot be modified. This enables you to securely
relocate the data to reduce the data volume in the database or to transfer data to another database
or another user so that they are secured against tampering.

If data in the secure format are read back into the Reporting Software, they are treated the same
as original data.

If data are stored in Excel or CSV format, they are identified as manual data.

The differentiation of the type of export takes place in the first step by selecting the file
type/format.
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4 Task pane -> Data management

4.2.1 Export in a secure format (binary files, *.fdm)

To export data, the export function under "Data Management —> Export" is used. The export in
the secure format takes place in 6 steps:

4.2.1.1 Step 1: Select export format

You can choose between "binary files (*.fdm), Excel (*.xls)", "CSV files (*.csv)" or "CSV for
energy monitoring files (*.csv)".

To export in the secure format, select "binary files (*.fdm)" here:

[E9i=lt3

File View Beras Help

Task Pane X || & Bxport x
Read out data %@
Visualization
£ Data M nt 9N
Sl &y Step 1: Select Export Format
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Qutput file

Plant View

Filetype : | Binary files (" fdm) v

CSV for energy monitoring files (*.csv)

Automatic
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Automatic Service: Active G e |

Note about export for energy monitoring:

Data for energy monitoring are exported in a non-protected format (*.csv) with specially matched
properties (column limit, date and time format are set by default). To import measured values of
the evaluation software to the energy monitoring software, you have to enter an import code
there. The import code is composed of <channel name>-<type>, i.e. the combination of the first
two cells in each column.

Example: "Analog 1-average" or "Analog 2-"

A "CSV for energy monitoring files (*.csv)" export is not supported in the Essential
version.

Pressing the "Next" button or the green arrow in the Main Toolbar jumps to the next step.
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4 Task pane -> Data management

4.2.1.2 Step 2 of 6: Select device

The left side shows the devices available in the database.

By double-clicking a device, selecting the device(s) and clicking the arrow that points to the right
in the center of the two boxes or dragging and dropping using the mouse, you can move the
device(s) to be exported to the right side.

You can export the data of the device on the right side.
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Pressing the "Next" button or the green arrow in the Main Toolbar jumps to the next step.

4.2.1.3 Step 3 of 6: Select time slot

You can define a time range using the drop-down lists provided. All stored data of the selected
devices that lie within this time range are exported.
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Pressing the "Next" button or the green arrow in the Main Toolbar jumps to the next step.
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4 Task pane -> Data management

4.2.1.4 Step 4 of 6: Select file name and file size

Output File:
File name: You can define the storage location here. Clicking the "..." button opens the directory
structure of the computer and the storage location for the export can be selected.

Maximum file size: To limit the size of the export file or adapt it to the medium of the target
storage location (such as DVD, CD), you can select the target medium using the drop-down list:
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Beneath that, two additional functions are offered:

Repeat export periodically:
Automatic export and automatic storage of data in secure format. Enabling/checking this check
box activates an automatic function for export.

Delete data after export was successful:
Enabling this check box deletes the successfully exported data from the database. This means that
the data are no longer available in the database, but only as a secure export file.

Once data are deleted from the database, this cannot be undone! If you want the data to be
available later for reports or visualizations, these data exported in the secure format must be re-
imported into the Reporting Software.

Pressing the "Next" button or the green arrow in the Main Toolbar jumps to the next step.
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4 Task pane -> Data management

4.2.1.5 Step 5 of 6: Configure automatic

NOTICE

This is visible only if "Repeat export periodically" has been selected in the previous step:

Eile View Extras Help
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Read out data @ %a
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Automatic Service: Active G -
Data backup:

The interval for automatic export is defined here. For this purpose, the "Active" check box must
be selected.

Interval: How often does the export take place?
Depending on the selected interval, define following points, such as repetition, Start day and Start
time.

Data time period: This selects the time range for export. This means that the export at the defined
point in time contains the data of the selected time range, beginning at the start date/time of
export and going back (see Section 6.6).

File path: If a network drive is selected, you are also asked to enter a user and password. The
setting is then saved and can be modified under "Extras -> Settings -> Automatic" (see Section
5.1.6).

Logon for the automatic service must be modified to allow the automatic function access to the
network drive (see Section 5.1.6).

Data elimination:

Once data are deleted from the database, this cannot be undone! Ensure that data that are
deleted from the database are really no longer needed, or have already been saved to another
storage location as a secure export so that they are available later if needed.

This configures the automatic function for deleting the data from the database. If you select the
"Active" check box, exported data are deleted irretrievably from the database (see Section 6.4).

Before confirming with the "Next" button, please check the selection you have made:
Do you really want to delete the data? Do the automatic export function and automatic deletion
overlap? Have you ensured that the data are not deleted before the secure export?

Pressing the "Next" button or the green arrow in the Main Toolbar jumps to the next step, starts
the export, deletes the data and starts the automatic function (if selected).
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4.2.1.6 Step 6 of 6: Export data

A progress bar shows the progress in % and displays the estimated time remaining. You can stop

the action during this procedure by pressing the "Cancel" button. You can return to the previous
view by selecting "Back".

After the data are exported successfully, a confirmation appears below the progress bar:

File View Bdtras Help

Task Pane X f’V)Exporl x

Read out data @

Visualization

Sttty \i} Step 6 of 6: Exporting Data

n

Plant View

&

o
k<l
°
S

&

Finished successfully
Click Close’ to close the wizard.

E)
o
3
El

25

Automatic

Automatic Service: Activeia

Select "Close" to end the process. The window closes.
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4 Task pane -> Data management

4.2.2 Exporting in a non-secure format (Excel/CSV, energy monitoring)

To export data, the export function under "Data Management —> Export" is used. The export to a
non-secure format (Excel/CSV) takes place in 8 steps:

4.2.2.1 Step 1 of 8: Select export format

You can choose between "Excel (*.xIs)", "CSV files (*.csv)" or "CSV for energy monitoring files
(*.csv)™:
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Note about export for energy monitoring:

Data for energy monitoring are exported in a non-protected format (*.csv) with specially matched
properties (column limit, date and time format are set by default). To import measured values of
the evaluation software to the energy monitoring software, you have to enter an import code
there. The import code is composed of <channel name>-<type>, i.e. the combination of the first
two cells in each column.

Example: "Analog 1-average" or "Analog 2-"

A "CSV for energy monitoring files (*.csv)" export is not supported in the Essential
version.

Pressing the "Next" button or the green arrow in the Main Toolbar jumps to the next step.
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4.2.2.2 Step 2 of 8: Select usage of template

Here, you can select which data are exported:
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Don't use templates:

If the following device and channel selection should apply for the export only, and if the report to
be defined is not needed for other automatic actions (automatic visualization/automatic print
out), you can select the "Don't Use Templates" option here.

Create new template:

If you want to define a new template, you can select the "Create New Template" option here. In
this case, the template is also available for later visualizations. Templates are predefined reports
with preselected devices and channels.

Using the "Template Name" line, you can assign a new name for the template to be created. Only
after a name is defined can you jump to the next step.

You cannot use names that have already been assigned as in this case the existing template would
be overwritten. If you want to change an existing name of a template to identify it uniquely, you
can do so by right-clicking and selecting "Rename".

Open Template:If a report to be generated has already been defined as a visualization and stored
as a template, you can select the template (which already contains the corresponding devices and
channels) here.

In the Essential version, templates can be selected only if they contain data from
devices supported by this software version! Templates containing more than one device cannot be
edited!

If you want to make changes in the device or channel selection, you can do so by clicking the
"Back" button or the corresponding green arrow icon in the Main Toolbatr.

Pressing the "Next" button or the green arrow in the Main Toolbar jumps to the next step.
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4.2.2.3 Step 3 of 8: Select devices

This step is skipped if you are using an existing template.

The left side displays the devices available in the database and their configurations.

By double-clicking a configuration, selecting the configuration and clicking the arrow that points
to the right in the center of the two boxes or dragging and dropping using the mouse, you can
move the devices to be exported to the right side.

You can export the data of the devices on the right side.
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NOTICE

Only supported devices can be selected in the Essential version!
No more than one device can be selected!

Pressing the "Next" button or the green arrow in the Main Toolbar jumps to the next step.
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4.2.2.4 Step 4 of 8: Select channels

NOTICE

This step is skipped if you are using an existing template.

The left side displays the active channels of the selected devices/configurations. You can select
the corresponding channels by selecting the check boxes.

You can select all active channels by selecting the check box of the configuration (of the
respective higher-level check box).
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Functions:
Trend:

Measurement values: Instantaneous values (analog values) of the selected device can be selected.

Reports:
Reports can be selected for the selected device, e.g. day, week, month, external, measuring
periods (selection only possible if these reports are stored in the device).

Channels:

Device designation/TAG, device type: This shows information about the selected device.
Min, max, average, instantaneous: Selection of the analog values of the device.

Status: Selection of the digital values of the device.

Pressing the "Next" button or the green arrow in the Main Toolbar jumps to the next step.
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4.2.2.5 Step 5 of 8: Select time slots or batches

You can define a time range (or the batches if available) using the drop-down lists provided. All
stored data of the selected devices that lie within this time range are exported.
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Pressing the "Next" button or the green arrow in the Main Toolbar jumps to the next step.

4.2.2.6 Step 6 of 8: Select file name

You can define a storage location in the "Output File" box. Clicking the "..." button opens the
directory structure of the computer and the storage location for the export can be selected.

Data: Select whether only values and/or events should be exported.
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4.2.2.7

Repeat export periodically: Automatic export and automatic storage of data in non-secure format.
Enabling/checking this check box activates an automatic function for export.

LIS Automatic export and automatic storage of data in a non-secure format are not
supported in the Essential version.

NOTICE

"Repeat export periodically" is possible only when using a template. (See step 2 of 8).

Pressing the "Next" button or the green arrow in the Main Toolbar jumps to the next step.

Step 7 of 8: Configure automatic

NOTICE

This is visible only if "Repeat export periodically" has been selected in the previous step.

In the "Excel/CSV Export" box, you can define the interval (repetition rate) of the automatic
export. For this purpose, the "Active" check box must be selected.

Interval: How often does the export take place?
Depending on the selected interval, define the following points, such as repetition, start day and
start time (see Section 6.6).

Data time period: This selects the time range for export. This means that the export at the defined
point in time contains the data of the selected time range, beginning at the start date/time of
export and going back.

Export type: Select whether only values and/or events should be exported.

File handling: Select whether a new export file should be created, whether the export file should
be appended to an existing file or whether the existing file should be overwritten.

File size: In order to restrict the size of the export file or to adjust it to the medium of the storage
location (such as DVD, CD) the target medium can be selected in the drop-down list.

File path: If a network drive is selected, you are also asked to enter a user and password. The
setting is then saved and can be modified under "Extras -> Settings -> Automatic" (see Section
5.1.6).

NOTICE

Logon for the automatic service must be modified to allow the automatic function access to the
network drive (see Section 5.1.6).
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Pressing the "Next" button or the green arrow in the Main Toolbar jumps to the next step and
starts the export and the automatic function (if selected).
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4.2.2.8 Step 8 of 8: Export data

A progress bar shows the progress in % and displays the estimated time remaining. You can stop
the action during this procedure by pressing the "Cancel" button. You can return to the previous
view by selecting "Back".

After the data are exported successfully, a confirmation appears below the progress bar:

File Wiew Bdras Help

Task Pane x ‘;,> Export %
Read out data v @
Visualization

@ -g Step 8 of §: Exporting Data

Plant View

Export
S} L e e L e el
"\’ Finished successfully.
Click Close"to close the wizard.
Import

i

Automatic

Automatic Service: ﬁdwe@ -l

Select "Close" to end the process. The window closes.
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4.3 Data management -> Import

The Reporting Software allows you to import data into the database.

These data can be provided by devices as well as files.

For this purpose, you have the option of importing data that were previously exported in the
secure format using the *.fdm format. This format ensures that data are tamper-protected and
thus are genuine measured data.

[t is possible to import data from the ReadWin 2000 PC software via the rsd format (see Section
1.10).

The transfer of data from ReadWin 2000 is not supported in the Essential version!

It is also possible to import data from Excel (*.xls) or as a CSV file (*.csv). This can be used for
planning data, for example. This enables you to carry out direct comparisons of planning data and
actual measured data.

Data imported in XLS or CSV format are identified as manual data.

Import format for Excel (*.xls) or CSV (*.csv) files:

If data are to be imported into the Reporting Software using Excel or CSV, the values (measured
values, channel names etc.) must be entered into the corresponding file. It is important that the
time stamp cell has the format (e.g. YYYY-MM-dd hh:mm:ss).

[SO 8601 must be taken into consideration for the format of the time stamp cell. The dash "-" is
defined as the separator for the day, month and year.

Example:
Time format Channel 1 Channel 2 Channel 3 Channel 4
(YYYY-MM-dd hh:mm:ss) name name name name
Channel 1 Channel 2 Channel 3 Channel 4
unit unit unit unit
2000-11-23 23:48:34 0.0002 0.01 12 2778
2000-11-23 23:48:35 0.345 0.03 24 56456
2000-11-23 23:48:36 0.0688 0.05 36 110134
2000-11-23 23:48:37 0.1031 0.07 48 163812
2000-11-23 23:48:38 0.1374 0.09 60 217490
2000-11-23 23:48:39 0.1717 0.11 72 271168
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4.3.1 Step 1 of 3: Select source

You can define a storage location for the data in the "Select File" box. Clicking the "..." button
opens the directory structure of the computer and you can select the file to be imported.

If you select a file in the secure format (*.fdm), step 2 is skipped, as the devices to be imported
have already been defined by the format.

File View Extras Help

Task Pane X || & import X
Read out data =]
Visualization

m éa Step 1: Select Source

Plant View Select file
3} | C:Dokumente und Einstellungen'KinzelC\Eigene Dateien|ExportFile_Values xs v
Export
Import

&

Automatic

[I:D Mext ] [x Cancel ]

Automatic Service: Actwe@ :

Pressing the "Next" button or the green arrow in the Main Toolbar jumps to the next step.
4.3.2 Step 2 of 3: Select device
Select a device or a node in the Plant View. The data to be imported are then assigned
organizationally to this plant section:
File View Bxtras Help
Task Pane X || & import %
Read out data @ w @
Visualization
I@ ;% Step 2 of 3: Select Device
Plant View Plant View
. 3} Hame Device Type Begin End Seriz
\’ (=% Enterprise
Bxport 100 Site 1
% [3] Area 1
‘\% 2.0 Site2
Import =[5 Area 2
" [=11% Process cell
9‘53 (=1 [4] Unit
2l Imported Imported
Automatic
l\;l Back ] Il::) Next ] lx Cancel ]
Automatic Service: N:‘lweia -l

Pressing the "Next" button or the green arrow in the Main Toolbar jumps to the next step and
starts the import.
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4.3.3 Step 3 of 3: Import data

A progress bar shows the progress in % and displays the estimated time remaining. You can stop
the action during this procedure by pressing the "Cancel" button. You can return to the previous
view by selecting "Back".

After the data are imported successfully, a confirmation appears below the progress bar:

File View Extras Help

Task Pane x -';-V')Import x
Read out data @

Visualization
M \;% Step 3 of 3: Importing Data

%

Plant View

g! LLL L it L b flih]]
'\'\’ Finished successfully

Click Close"to close the wizard.

Automatic

Automatic Service: Active i@ |

Select "Close" to end the process. The window closes.
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4.4 Data management -> Automatic

The automatic function is set up as a system service and runs in the background. Before you can
activate an automatic function, you have to install the automatic component during the initial
installation of the Reporting Software. If the automatic component is installed, the

Automatik Service: Akt . jcon appears on the bottom right of the window. If this icon is not

present, the component has to be installed. This is available on the installation DVD (see Chapter
1.5).

Only automatic readout, automation deletion of data in the device following
successful readout and automatic binary export are supported in the Essential version. The
"Automatic XLS/CSV export", "Automatic PDF export" and "Automatic print out" functions are
not available in this software version.

441 Automatic information: Current overview

4.4.1.1

4.4.1.2

4.4.1.3

All the automatic functions are set up in the "Data Management —> Automatic" task. In addition,
the task also provides an overview of all the active or inactive automatic processes.

NOTICE

The automatic functions defined in the individual steps are still valid and can also be managed via
the central task described here.

Step 1 of 3:Job type selection

File View Extras Help

Task Pane X || 55 Avtomatic X

Read out data =2 %@

Visualization
@ '1.:} Step 1 of 3: Job Type selection

Blant View Automatic Information

&

(& Cument overview ) Event view O Automatic new/ edit

o
k4l
3
ES

Select task:

&

E)
|
g
g

Automatic

ll::> Mext ] [x Cancel I

Automatic Service: Amwe&ia .

Automatic information: Select the desired information.
Options: Current overview, Event view, Automatic new/edit.

Pressing the "Next" button or the green arrow in the Main Toolbar jumps to the next step.

Step 2 of 3: Select template or device

Step 2 is skipped automatically as it is not necessary to make a selection for the automatic
overview.

Step 3 of 3: Automatic overview

An overview of all the automatic tasks is provided in step 3:
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File View Extras Help

Task Pane X || 55 Automatic 3¢

v itd %9

Read out data

Visualization
@ q_ﬁ Step 3 of 3: Automatic overview

q,v?
Automatic tasks

Plant View

_’ Active  Device or template name Name Initial time Previous executi | Current executio | MNext execution ti
Ig TemperaturRZ Automatic - Binary E - 26.01.2012 10:1  Nicht verfiigbar  Micht verfiigbar 31.01.2012 23:55:

Expart | |

& n
& 3 H Automatic - Delete d ; 26.01.2012 10:1 ; Nicht verfugbar : Nicht verfugbar  : 27.01.2012 09:00:
Import TemperaturRZ Automatic - Deleted * 26.01.2012 10:1 * Nicht verfigbar  Micht verfiigbar 31.01.2012 23:55:
@ Unit 1 Automatic - Deleted  26.01.2012 10:1 © Nicht verfiigbar  Nicht verfiigbar 31.01.2012 23.55:
TemperaturRZ Automatic - Read out - 26.01.2012 10:1  Nicht verfigbar  Nicht verfugbar 27.01.2012 05.00:
Automatic TemperaturRZ Automatic - Time syn  26.01.2012 10:1  Nicht verfigbar  Micht verfiigbar + 27.01.2012 08:00:
Recorder 1 complete Automatic - Xls/ Csv  26.01.2012 11:3 * Micht verfugbar  Nicht verfugbar 31.01.2012 23.55%:

[@ Bk ][ Close |

Automatic Service: Amive@ :

The individual automatic task can be enabled or disabled here.

Color code:

Orange: Automatic task is disabled

White: Automatic task is enabled and ready for execution

Green: Automatic task is currently being executed

Blue: Automatic task is selected and can be deleted by clicking "X" in the toolbar.

Red: Status of the automatic service is unknown (error, e.g. automatic function uninstalled)

Select "Close" to end the process. The window closes.
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4,42 Automatic information: Event view

All the automatic functions are set up in the "Data Management —> Automatic" task. In addition,
the task also provides an overview of all the active or inactive automatic processes.

NOTICE

The automatic functions defined in the individual steps are still valid and can also be managed via
the central task described here.

4.42.1 Step 1 of 3:]Job type selection

File View Extras Help

Task Pane X || &5 Automatic %
Read out data = % @
Visualization

M [ ’} Step 1 of 3. Job Type selection

Flant View Automatic Information

&

O Cumert overview (2 Evert view O Automatic new. edt

g
b=]
o
B

Select task:

&

E)
|
H
EY

Automatic

B er J (% oo ]

Automatic Service: ﬁmweh‘a :

Automatic information: Select the desired information.
Options: Current view, Event view, Automatic new/edit.

Pressing the "Next" button or the green arrow in the Main Toolbar jumps to the next step.

4.4.2.2 Step 2 of 3: Select template or device

Step 2 is skipped automatically as it is not necessary to make a selection for the event overview.
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4.4.2.3 Step 3 of 3: Automatic event overview

An event overview of all the automatic tasks is provided in step 3:

File View BExtras Help

Task Pane X

od Automatic X

Read out data @ B %@
Visualization
@ i’:’ Step 3 of 3: Automatic event overview
,\;.%
Events
Plant View
2 All entries are stored in the file C:\Dokumente und Einstellungen'All
Ii}\ Users! daten\Endress+HauseriFieldD WindowsServicelog txt. If the file size is bigger than one mega byte the automatic
N will remove the last 500 entries of the file
Export 0 - TimStamp: 2012-01-26, Level: Info, Message: Successfully exscuted Read-Delete Values Job. I1d: 4, FireTime: 09:00:00 AM, Device:4;1:2:1:10 55 ¢
3/]! 1 - TimeStamp: 2012-01-26, Message: Binary Export Job Emor. File path not found: | FireTime: 09:00:00 AM
\’ 2 - TimeStamp: 2012-01-26, Message: FdmAutomatic TimeSynchronizeJob. Execute. Cant synchronize because time difference is to big. Difference: 0 da
3 - TimeStamp: 2012-01-28, Level: Info, Message: Successfully exscuted Delete Device Values Job. Id: 7, FireTime: 05:00.00 AM
Import
@
Automatic
< | >
[@ Bk ][ Close |

Automatic Service: Active@

a
Select "Close" to end the process. The window closes.

4.43 Automatic new/edit

All the automatic functions are set up in the "Data Management —> Automatic" task.

The automatic functions defined in the individual steps are still valid and can also be managed via
the central task described here.

4.43.1 Step 1 of 3:]Job type selection

\& Reporting Software - Professional Demo m] X
Eile View Exiras Help
Task Pane X || 55 Avtomatic %
Read out data ® | | |\\,.|g>
Visualization
O e ;:3 Step 1 of 3: Job Type selection
‘:"?
Slane Vi Automatic Information
ant View
&
) ) Curent overview (O Event view (@ Automatic new. edit
Export
3} Select task:
‘\’ Read out device ~
Read out device
Import Binary export
I Time synchronize
Delete data
. Print out template
Automatic XLS! CSV export
PDF export
PDF export (multiple templates)
‘Web export
Certification PDF export
=3 hlext 3 Cancel
Automatic Service: Active@ X

Automatic information: Select the desired information.
Options: Current overview, Event view, Automatic new/edit.




4 Task pane -> Data management

Select task (only possible for "Automatic new/edit"):

Read out device: The data stored in the field devices are automatically saved to the database.

Binary export: Is used for secure data export from the database, e.g. to relieve the SQL
server.

Time synchronize: For regular, automated time synchronization, i.e. the time of the device is
synchronized with the system time.

Delete data: Makes it possible to automatically delete data from the database.

NOTICE

Once data are deleted from the database, this cannot be undone!

Print out template: Makes it possible to automatically print out a visualization template at
regular intervals, i.e. a report/visualization that has been defined is saved as a template and is
regularly regenerated automatically and printed out.

XLS/CSV export: Makes it possible to automatically export data in XLS or CSV format at
regular intervals. A template must also be selected here, i.e. a report that has been defined is
saved as a template and is regularly regenerated automatically and exported.

PDF export: Makes it possible to automatically export data in PDF format at regular intervals.
A template must also be selected here, i.e. a report that has been defined is saved as a
template and is regularly regenerated automatically and exported.

PDF export (multiple templates): Makes it possible to automatically export several templates
in PDF format at regular intervals.

Web export: Makes it possible to automatically export data to other systems via
Endress+Hauser middleware. A template must also be selected here, i.e. a report that has
been defined is saved as a template and the data are automatically sent to the middleware at
regular intervals.

Certification PDF export: Enables the regular and automatic export of iTHERM TrustSens
calibration certificates which are recorded in a Memograph M RSG45 system (TrustSens
Calibration Monitoring).

Only automatic readout, automation deletion of data in the device following successful readout
and automatic binary export are supported in the Essential version. The "Automatic XLS/CSV
export", "Automatic PDF export" and "Automatic print out" functions are not available in this
software version.

Pressing the "Next" button or the green arrow in the Main Toolbar jumps to the next step.
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4.43.2 Step 2 of 3: Select template or device

NOTICE

Only possible if "Automatic new/edit" is selected in step 1.

In step 2, the appropriate template or the device to be read out must be selected:

File View BExtras Help

Task Pane X | &5 Automatic X

Read out data aw EIEY )
[ ptamanesement || {8 Step 2 013 Select tempinte
: ~
Plant View Templates .
'g =) Templates
D Recorder 1 complete
Bport D Sampler
ﬁ [5) Temperature Server
<
Import
o
Automatic
)
(@ B J[®  Ne J[H Camcd ]

Automatic Service: Active i o |

File View Extras Help

Task Pane X | &5 Automatic X

e XA\

Read out data

Visualization
m Q'E} Step 2 of 3: Select template

s

Plant View

|

Templates

.@ =) Templates

2
Bxport D Sampler
) Temperature Server

Automatic

£

[@ Back (@  Net |[3 Cancel

Butomatic Service: Active g |

Pressing the "Next" button or the green arrow in the Main Toolbar jumps to the next step.
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4.43.3 Step 3 of 3: Settings automatic

NOTICE

Only possible if "Automatic new/edit" is selected in step 1.

The frequency is defined in step 3. For this purpose, the "Active" check box must be selected:

File View Extras Help

Task Pane X || 55 Automatic X
Read out data L B % @
m ',.:} Step 3 of 3: Settings automatic Excel/ Csv export

s

Flant View Excel/ Csv Export
- Active
Export
P a}i Interval Monthly
Import Start day: Last day in month Start time: 23:59:59 >

£
| [e]
=1 12 |2
LA
5 |8
||
=||=
£l |2 (€] £

Data time pericd 0 Day 00:10:00

Automatic Export typ: Values

File hardling: Ney v File Size:

|

File format:

File Path:

8 (]

[@ Beck | see  |[% o |

Automatic Service: Active hﬁ :

You can then define the frequency using the interval, and define the start time (see Section 6.6).

A data time period also has to be defined for the automatic tasks "Delete Data," "Create PDF",
"CSV Export", "XLS Export" and "Binary Export" (secure format).

File handling (for Excel/CSV export): Select whether a new export file should be created,
whether the export file should be appended to an existing file or whether the existing file should
be overwritten.

File size (for Excel/CSV export): In order to restrict the size of the export file or to adjust it to the
medium of the storage location (such as DVD, CD) the target medium can be selected in the
drop-down list.

File path: The location of the data report to be exported must be defined for all export automatic
tasks. Clicking the "..." button opens the Explorer tree.

If a network drive is selected, you are also asked to enter a user and password. The setting is then
saved and can be modified under "Extras -> Settings -> Automatic" (see Section 5.1.6).

Logon for the automatic service must be modified to allow the automatic function access to the
network drive (see Section 5.1.6).

Timeout (s) (for Web export): Timeout for the transmission of data to the middleware

User name / password (for Web export): User that is configured in the middleware.

Web URL (for Web export): Web address of the middleware

Certificate (for Web export): If communication with the middleware is to take place via https
(encrypted connection), the corresponding certificate must be available permanently for the
automatic service.

Connection test (for Web export): To test the connection to the middleware.

Clicking "Save" enables, saves and completes the configuration.
Select "Close" to end the process. The window closes.
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4.4.4 Automatic service

The automatic symbol “utematik Service: Aktivid . for the system service is displayed in the
bottom, right-hand corner of the Reporting Software. The system service can have different states:
pending, paused, stopped, not installed, inactive, undefined status or active.

Explanation of the various states:

"Pending": The service is currently locked and is waiting to be enabled. If this state does not
change within 2 minutes, please notify your system administrator and restart the system
service.

- "Stopped", "Paused", "Ended": The service is not currently running. This can happen if the
system administrator interrupts the service.

- "Not Installed": The Reporting Software can also be installed without automatic
service/automatic components. All automatic settings are inactive in this case. If you would
like to subsequently install the automatic component, do so via the setup routine (like when
installing for the first time). The "Install Automatic Component" option must be selected
(ticked) in the setup routine (see Section 1.5).

- ‘"Inactive": The user can activate or deactivate the internal state of the defined automatic jobs
in the Tray Icon menu (see Section 4.4.6).

- "Active": The Windows system service/automatic function is active and running.

- "Undefined Status": This state can appear if the database connection is not available,
interrupted or if the service is in an undefined state. Please close the Reporting Software and
all the automatic components and restart them. If the status still does not change, please notify
your system administrator.

Once an automatic service is started it remains active until is stopped manually, for example via
the Tray Icon (see Section 4.4.6).

4.45 E-mail notification
If an error occurs when executing an automatic function (e.g. "Data readout"), the analysis
software automatically sends a one-off e-mail notification to all configured recipients.

The text-based e-mail contains in the subject line the general information "Automatic function
failed". The body of the e-mail contains a meaningful error message with cause and corrective
measures.

This is noted in the log file, regardless of whether the e-mail is sent correctly or not.

The analysis software does not verify if the e-mail was delivered correctly. This can be done only
by the higher-level mail system.
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446 Traylcon

The ‘Tray Icon Application’ is started automatically during system startup. Once the application

has started, the tray icon mappears in the Windows menu program.
Right-clicking the icon opens a local menu:

FDM Software  #
Automatic ]

Log File

I Exit ﬂ

The tray icon changes to Eas soon as an automatic action is busy. The default icon is
displayed when the automatic service is active but not currently executing an action.

Reporting Software:
The first entry has a subitem to open and close the Reporting Software:

Automatic v )
=y M
Log File pRE & E
Log off T *ﬁ —
Exit
Automatic:
Reporting Software * L—| = — - [l-
Automatic ¥ Deactivate
Log File ¥ Read out device
Log off v | XLS/ CSV export
- v PDF export
Exit v | Binary export
v Delete data
v Print out template
¥ Time synchronize
v Web export
v | Certification export

The Automatic function can be activated or deactivated in the next entry. Activation is only
possible if the Windows service is started under "Extras -> Settings -> Automatic" (see Section
5.1.0).

All the defined automatic functions appear in the Automatic subitem. Individual tasks can be
manually set to active or inactive. If a task is set to inactive, it is not executed at the time of the
next service.

Each time you click the Tray Icon Application, the view of the defined tasks is synchronized with
the Reporting Software and the display is refreshed.

Log file:
The entry opens the documentation file (WindowsServiceLog.txt), which documents all the
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activities of the system service. The documentation file is saved under:

Windows 2000 / XP: “C:\Documents and settings\All Users\Application data\
Endress+Hauser\ FieldDataManager”

Windows VISTA and higher: “C:\ProgramData\Endress+Hauser\FieldDataManager”

Log off:

When user administration is active, the user is also requested to log on for the Tray Icon
application. Only then is the functionality available. Once the user has logged on, no further
check is carried out unless the user logs off again using the "Log off" function. Logging on for the
Tray Icon is independent of logging on for the Reporting Software.

Exit:
"Exit" closes the Tray Icon window. This does not affect the system service, however.
If the Tray Icon should not be started automatically, this can be disabled in the Reporting

Software under "Extras -> Settings -> Automatic" (see Section 5.1.6). If user administration is
enabled in the Reporting Software, the user code must be entered beforehand.

4.5 Data Management -> Import/Export Settings

4.5.1

The following FDM settings can be saved (exported) and loaded (imported) again, if required:
eTemplate settings
eUser settings
eUser administration settings
oFDM settings
eCodemeter settings
eDatabase settings
e Automatic settings
eDevices settings

During export, all files for the settings are created simultaneously, zipped and stored in the format
* settings so that they are tamper-proof. The file name and storage location of the zipped file can
be selected as desired.

Data Management -> Export Settings

To export settings, the export function under ,,Data Management -> Export* is used. The export
takes place in 3 steps:

4.5.1.1 Step 1 of 3: Select Export Format

\a# Reporting Software - Professional Demo - m] X
File View Exiras Help

Task Pane x H} Export X
Read out data ® % a

Visualization

I Data Management

‘\l} Step 1: Select Export Format

Output file
Plant View Fie type : | Binary files [*fdm) v
ﬁ Binary files (~fdm)
3 Excel [ xls)
Exnort CSVfiles ("esv)
PO CSV for energy monitering files (*.csv)
;} Settings (*.zip)
&

E
o
&
-+

ﬁ

Automatic

o Next S  Cancel

Automatic Service: Active i
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Pressing the ,Next“ button or the green arrow in the toolbar jumps to the next step.

4.5.1.2 Step 2 of 3: Select File Name

Output file:

File name: You can define the file name and storage location here.

The ,,...“ button opens the directory structure of the computer where the storage location for the
export can be selected,

e.g. D:\Users\100400102\Documents\ExportFile.zip

la# Reporting Software - Professional Deme - m] X

Eile View Extras Help

Task Pane X || & Export X
Read out data @ Yva
Visualization
N g Step 2 of 3: Select File Name
&
%I Output file
Flant View File name : | C:\Usersu00400102\Documents'\ExporiFile zip i

&

o
<

o

a

&

3
=
=)
=

&

Automatic

Automatic Service: Al:twe@ .

Pressing the ,Next“ button or the green arrow in the toolbar jumps to the next step and starts the
export.

4.5.1.3 Step 3 of 3: Exporting Data
A progress bar shows the progress in % and displays the estimated time remaining.

After the data are exported successfully, a confirmation appears below the progress bar:

\& Reporting Software - Professional Demo - O x

Eile View Extras Help

Task Pane x @} Export X
Read out data @
Visualization
RO e ‘\i} Step 3 of 3: Exporting Data
~%.
Plant View

®

The file 'C:\Users%i00400102\Documents'Export File zip' was successfully exported
Click Close"to close the wizand

@i

E]
o
=)
&

{3’;;

Automatic

@ Back =3 Mext J  Close

Automatic Service: ActivelZ -

Pressing "Close" stops the process and closes the window.

The individual *.settings files are archived as follows inside the ZIP file:
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4.5.2 Data Management -> Import Settings

Name

_] Databasesettings
_ ] Deviceszip.settings
_] FdmSettingsxml.settings

_ ] Templateszip.settings

_ ) Userssettings

_] Automaticlobszip settings
_) CodeMeterSettingsxmlsettings

_) DatabaseServiceConfxml.settings

_] UserAdministration.settings

Typ

SETTINGS-Datei
SETTINGS-Datei
SETTINGS-Datei
SETTINGS-Datei
SETTINGS-Datei
SETTINGS-Datei
SETTINGS-Datei
SETTINGS-Datei
SETTINGS-Datei

Komprimierte GroBe

1KB
1KB
1KB
1KB
1KB
3KB
SKB
1KB
1KB

Kennwortg.. GroBe

Nein
Nein
Nein
Nein
Nein
Nein
Nein
Nein

Nein

1KB
1KB
3KB
1KB
1KB
11 KB
SKB
1KB
3KB

Verhaltnis

64%
48%
3%
37%
10%
79%

60%
70%

Anderungsdatum

18.09.2019 09:10
18.09.2019 09:10
18.09.2019 09:10
18.09.2019 09:10
18.09.2019 09:10
18.09.2019 09:10
18.09.2019 09:10
18.09.2019 09:10
18.09.2019 09:10

All settings can be imported together by selecting the *.ZIP file. Alternatively, it is possible to
import individual settings via a *.settings file. To do so, the ZIP file must first be unpacked.

NOTICE

eThe import files are verified using the CRC checksum.

elmport processes are performed completely or not at all.

e A report is displayed at the end of the import (status, changes, errors, ...).
eThe same data cannot be imported twice (see sample report below).

o[f user administration is active, only the administrator is permitted to perform an

export/import.

oFDM must be restarted in order for certain settings to be accepted.

4.5.2.1 Page 1 of 2: Select Source

4.5.2.2

In the ,Select file“ box, you can select the storage location of the data.

The ,,...“ button opens the directory structure of the computer where the file to be imported
(*.zip or *.settings) can be selected,
e.g.: D:\Users\100400102\Documents\ExportFile.zip

Eile View Extras Help

Task Pane

Read out data

Visualization

= Data Management

S

Plant View

&

o
o

o

a

&

3
o
Q
a

{:,;;

Automatic

wf Reporting Software - Professional Demo

2| & Import

29

\% Step 1: Select Source

Select file

C\Wserslif0400102\Documents' ExpertFile zip

[

Mext

Automatic Service: Active '@ i

Cancel

Pressing the ,Next“ button or the green arrow in the toolbar jumps to the next step and starts the

import.

Page 2 of 2: Import Settings

A progress bar shows the progress in % and displays the estimated time remaining,.

After the data are exported successfully, a confirmation appears below the progress bar:

20




4 Task pane -> Data management

\ad Reporting Software - Professional Demo

File View Extras Help

- [} X
Task Pane X |\‘$Impurt xl

# Read out data an @

Visualization

=l Data Management

& Step 2 of 2: Importing Settings

Plant View
@ Please note that some settings only become active after a restart of the reporting software

Export

& = Result
Ew Success
Import : E-User mangement
* The file U ettings’ was imported fully
Q’i‘:} [=- Configuration files
Automatic

The file 'Database settings was imported successfully

The file 'FdmSettings. xml.settings’ was imported successfully.
‘Warning

= Templates

The template Visul' already exists in the database. The template was not imported
=) Devices

The device Device 1" zlready exists and was not imported again.
The device Imported” already exists and was not imported again
" The device "Unit 1" already exists and was not imported again

Automatic Service: Active (G

Pressing "Close" stops the process and closes the window.




5 Extras menu

5.

Extras menu

5.1 Extras -> Settings

Here, you can configure general settings for the database, language, export format and user

administration.

5.1.1 Language

You can select the languages available in the Reporting Software via the drop-down menu.

If you change the language setting, the change does not take effect until after the software is

restarted.

Settings

@S

ey

o
8
=9

User administration

Printer

W

Automatic

G

General

Language to be used at next application start:

English (United States)

=)

v ok (3 cancel
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5 Extras menu

5.1.2 Database

5.1.3 Export

In the database settings allow you to select the database used or the corresponding SQL server.
You can configure detailed, user-defined settings using the box in the bottom section of the dialog
window. To do so, you can assign the server name and port number for existing databases and
configure a timeout for automatic disconnection.
If a certain username and password are required for an existing SOL server database, this

information can also be entered here.

Settings B
— e Database
® Database: | PostgreSQL 8.3.x or above
Language
Settings
J . _
@ Use default ssttings () Use custom settings
Database
P i}i Connection
Export Server: Fort number:
@ DB name:
User administration Username Password
i »
a} Connection timeout: 300 | sec
Printer
\?.} Test
Automatic
2
=
General
@ b v _ox ][ concn
NOTICE

Only the PostgreSQL™ database is supported in the Essential version!

When using the Essential version, a database stored in the network cannot be accessed

simultaneously by multiple PCs.

Configure the export formats. For descriptions, refer to Section 4.2 "Data Management ->

"
Export":
Settings (=Sl
Export
® Setting: CSV (comma separated values) E‘
Language Tabular
g Generate header [T] Textin inverted commas
=
[ &1 values in inverted commas Dateltime to different columns
Database Export status Export limit
'\;i} Column limits
Export (1 Tabulator (@ Semi-colon () Comma
$ () Space () Fixed length
User administration Decimal character
‘l: @ Decimal point () Decimal comma
Printer Eormat operating time
¢ "'_} @) 0000h00:00 ) 000.0000 hours )0 seconds
%, (£ 0000:00:00 () 00.00000 days
Automatic
B
=
General
v o (& o
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5.1.4 User administration

Activate the security system via the user administration if you want to protect the unit against
unauthorized operation. After the initial installation of the Reporting Software, the user
administration function is disabled by default.

Basic user administration settings are available in the "Extras —> Settings —> User Administration"
menu:

Settings X
— User administration
@ User administration
[] Enable user management
Language
User zuthentication: | LDAP/Active Directory >
J
Database LDAP Connection Settings
H LDAP host URL: | LDAP
Export Base DN
@ User D attribute: | sAMAccountiame
lses Name attribute: name

T Search filter.
Search subtree

Q‘ ;} Test

@ﬂ Automatic log off

License Server Enable automatic log off

|£ Timeout: [10 2] minutes

Live view timeout: |10 < | minutes

Visuzlization

@ reb X Corca

The user administration can be enabled in the settings. If enabled, the first user is automatically
assigned the role of administrator.

In addition to enabling the User Administration, you can define the corresponding requirements
are defined that must be fulfilled by the passwords.

To comply with the more stringent documentation and security requirements of FDA21 CFR Part
11, this function must also be enabled.

As a result of this function, the user has to identify himself or herself with a user ID and password
whenever carrying out an action that affects the database (such as creating templates, creating or
changing devices/device settings, deleting devices, etc.).

The administration of users takes place in the function "Extras —> User Administration" (see
Section 5.3).

NOTICE

User administration can be enabled only in the Professional and Demo versions!

From FDM version 1.6 a password synchronization with MS Active Directory via LDAP protocol
is available (see chapter 5.4).

If password synchronization is performed via LDAP, the FDA functionality can no longer be
selected. FDA compliant authentication must then be implemented in Active Directory if
required.
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5.1.5 Printer

The printout format is defined in the "Printer" menu. If a logo is to appear on the printout, this
can be selected and defined via the "Change Logo" button.

You can define the font using the drop-down list:

Settings

Printer

@ o

Language

3

Database

8

() Print logo
@{Dent print loge’

&
Export

&

User administration

b

Printer

)

Automatic

N

General

Font

Arial

Quality Assurance Fields

[ Print QA fields for batches

W OK

{3 Concal

The following menu opens if the printer icon

1P i clicked in the Reporting Software, e.g. in

visualization:
(@ Print ||
Prirter
Name: PDFCreator IZ|
Status: Ready
Type: PDFCreator
Location:
Comment: eDoc Frinter Number of copies: 215
Qutput

(@) Print the complete available time range

Chart Reports [[] values

Split graphic to several pages

-

) Values per page: 0 5

@ Time range perpage: |15 Minutes -

] Events

() Print the same time range as in the graphic

IQ} Help ”D Preview ]

[ Pint |38 Close |

The required printer, the print layout and settings can be selected here. A print preview is also

possible.

In the visualization printer settings, you can select if the print-out is to be line-based or column-
based. The column-based layout is enabled as standard. The line-based layout is enabled only for

templates which contain analyses.
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5.1.6 Automatic

NOTICE

If user administration is enabled, an administrator must be logged on before these automatic task
settings can be changed.

5.1.6.1 Windows System Service

The "Automatic" menu contains start and stop functions for Windows System Service and for the

Tray Icon Application. In addition, you can also define whether these functions should be started
automatically here:

Automatic
9 Automatik Windows Service
Language [ Start Stop The windows service is running.
N
ﬂ The windows service started automatically.
Datsbase
i} Lutomatic Fdm Tray lcon
Export [ Start Stop The tray icon application is running.
& [ Tray icon application starts manually.
User administration Metwork Login |dentity
:ﬁ User: Pasaword:
Printer
ﬁ’ﬁ Diata server settings
Automatic Hast name: PC-CEZ-2 ~ | Port: 2007
g
=
General Email Motification
ﬁ Enable email notification Send Test Email
License Server )
Receivers: userl @example.com; user?@example.com
Sender Settings
SMTP server: localhost Port: | 25
Sender: automatic@example.com
Authentication LOGIN w || Mame: testuser@example.com
Password: —
@ Help o 0K S Cancel

Network login identity:
The automatic function requires a user and a password in order to log onto a remote computer
and get access to a directory. This user must have the appropriate rights for the selected directory.

NOTICE

Logon for the automatic service must be modified to allow the automatic function access to the
network drive:

1. Open 'Endress+Hauser FDM Service': "Control Panel -> System and Security -
Administration -> Services -> double-click "Endress+Hauser FDM Service":
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4 Services

File  Ackion Yiew Help
@ @ T
|y Services (Local)

% Services (Local)
Endress-+Hauser FDM Service Mame | Description | Status | startup Typs | togonas | &
&8y COM+ System Application Manages t... Manual Local System
Stop the service %Computer Erowser Maintains a... Automatic Local System
Pause the service N N N
Fastart the sorviee 8 Cryptographic Services Providesth... Started  Automatic Local System 3
DCOM Server Process Launcher Provides la...  Started Automatic Local System
S84 DHCP Client Managesn... Stated  Automatic Local System
%Distl’ihuted Link Tracking Client Maintains li...  Started Automatic Local Systam
%Distributed Transaction Coordinator  Coordinate. .. Manual Metwork 5.,

%DNS Clignt Resolves a...  Started Automatic Metwork 5.,

S84 Frror Reporting Service flows erro,,,  Started  Automatic Local System
S Evert Log Enables ev... Started  Aukomaic Lacal System
%Fast User Switching Compatibility Provides m..,  Started Manual Lacal Syskem
%Help and Support Enables He... Started Automatic Lacal Syskem &

\ Extended A Standard

2. Switch to "Log on". Create a user with appropriate rights under "This account":

Generall Log On | Recovery | Dependencies

Log ok as:

(T Loeal Swstern acoount

() Thiz account: |D0main\User| | ’ Browse...

Password: |00 LI L] |

Confirm password: |............... |

'ou can enable or dizable thiz zervice for the hardware profiles listed below:

Hardware Prafile Service
Profile 1 Enabled

Dizable

I ak. l[ Cancel ][ Apply ]

Click "Apply" and "OK" to save the settings.

3. The service must be restarted in order to activate the new setting:

enste
Datei  Aktion  Ansicht 7

o o= Hm v esnmw
< Dienste (Lokal  |["2 pienste (Lokal)
Endress+Hauser Field Data Manager Name ° Beschreibung Status  Starttyp Anmelden als -
Service £, DNS-Client Der DNS-Clientdienst (dnscache) speic.. Gestartet  Automatisch Netzwerkdienst
£ Druckwarteschlange Lach Dateien zum spateren Druckenin . Gestartet  Automatisch Lokales System
Den Dienst beenden
Den Dicnst anhalten <1, EF ESL000 Enables EFI ES1000 device to be used fr...  Gestertet  Automatisch Lokales System
Den Dienst neu starten %, Empirum Remote Installation Service Gestartet  Automatisch Lokales System |;|
e Endiress- Hauser Field Data Manager Serpg Gestartet _ Automatisch Lokales System =
£, Enumeratordienst fur traghare Gerate BT htlinien far Wechs.. Gestartet  Manuell Lokales System
£, Erkennung interaktiver Dienste Beenden rbenachrichtigung... Manuell Lokales System
., Bxtensible Authentication-Protokoll Anhalten insible Authenticat. Manuell Lokales System
& Fax sz len und Empfange... Manuell Netzwerkdienst
<, Fiery Bridge Mailbox Synchronization Neu starten Gestartet  Automatisch Lokales System
£ FLEXnet Licensing Service licensing functio... Manuel Lokales System
&, Funktionssuchanbieter-Host Alle Aufgaben * |t dient zum Hoste.. Manuel Lokaler Dienst
%, Funktionssuche-Ressourcenversffentlic Computer und di... Manuell Lokaler Dienst
Aktualisieren
% Gatewaydienst auf Anwendungsebene fur Protokell-Plug... Manuell Lokaler Dienst
S Nutzung der i rn in Heim- und k.. Deaktiviert Lokales System
£ Geschiitzter Speicher peicher fir schitze.. Manuel Lokales System
‘. Gonale Undate-Dienst (aundatel 3 ftware auf dem ne. Automatisch (Verrane... | kales Sustem Z
"\ Erweitert { Standard

Dienst "Endress+Hauser Field Data Manager Service” auf "Lokaler Computer” beenden und neu starten

Data server settings:
Configuration of data server connection for the online data of devices set up in the analysis
software. The host name is identical to the computer on which the automatic service is running.

Port: The port is preconfigured to "8007". Any change is automatically adopted by the data
server.
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5.1.6.2 E-mail configuration

The mail function can be activated or deactivated, as required. The function is deactivated as
standard. To enable e-mails to be sent correctly, the following settings are required:

Recipient:
Up to 10 recipient addresses can be entered. Individual e-mail addresses are separated by a
semicolon (;).

SMTP Server / Port:
Enter the SMTP server and port used.

Sender:
Name or e-mail address for sending mail (sender of notification mail).

Authentication:

For authentication, you can choose between "automatic detection", "no authentication", "PLAIN
authentication" and "LOGIN authentication". If an authentication mechanism is selected, the
user must enter a user name and password.

NOTICE
For queries regarding sender settings, contact your network administrator or e-mail provider if
necessary.

To verify and activate the mail function, you must first send a test mail by activating the "Send
test e-mail" button.

The test mail must be sent successfully before the entries can be accepted with "OK".

5.1.7 General

In the General menu items, readout with extended service function can be enabled. If this is
enabled, a field appears in the readout menu with the option not to delete data from the device
once the data have been read out successfully.
Settings @ ]
s General

@ Readout via online interface

Language @ Standard read out

() Read out with extended service function

Gl

g
B
S

8

User administration

Printer

W

Autornatic

2

General

o) (s

5.1.8 License server settings

The license server is an independent program that is installed locally with the software and used
locally.
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By activating it, it is possible to make this local license server available as a central license server

to additional software installations on other network computers:

Add License Server / IP Address:

Use reporting license from server (if available) | Ask user

License Server

@) Help

X
License Server
@ MNote: Li onthis i server will be used always and with the lowest priority_
Local License Server
Language
3 Use this computer as global license server for other clients in the netwark
J
Database
i\u\ Use license server installed on ancther computer in the network (requires opened port 22350)

Browse

o] % o

The use of a central license server is enabled by specifying the IP address or host name of the
computer where the license server is installed. In addition, it is necessary to configure the port

used (TCP: 22350):

License Server

% Reporting License

Use reparting license from server (if available) | Ask user

Automatic

N

General

b

License Server

@ Help

@ MNote: Li on this i server will be used always and with the lowest prionty.
Local License Server
Language
\j O 3 lUse this computer as global license server for other clients in the network
o
Remote License Server
Database
i\u\ Use license server installed on ancther computer in the network (requires opened port 22350)
\’ Add License Server / IP Address: | 192.168.116.128
Export

Browse

o] (% o

If you have queries relating to these fields, please contact your IT support department. The data

are saved permanently.
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5.2 Extras —> Audit trail

For complete documentation, the audit trail function offers the display of all actions carried out by
the Reporting Software and on the corresponding database.

Any action that has an effect on the database is documented in the audit trail with the time stamp
and user name (when User administration is enabled). This includes, for example, the following
functions: create a new device, read out data, create template, user logs in, user logs out, report is

generated, etc.

In the Audit Trail, you can search for certain entries using the filter (Time, Text, User, Category).

You can print out the Audit Trail using the printer icon L8

The ° icon allows you to export the audit trail as a PDF file.

File Wiew Extraz Help

Task Pane X

Read out data

Visualization
Data Management

2 fudit Trail %

@@

® Audit Trail
=

Filter

From: ‘E12.2D11 14:50:53 v| Tor |ZB.D1 2012 14:50:52 v|
Username: | = w | Category: | All v |
Tet [0 |
Events

Timestamp Username Category Text L)
26.01.2012 14:20:07 Automatic Automatic Excel/ Csv export was deleted B
26.01.2012 14:19:59 Automatic Automatic binary export was deleted

26.01.2012 13:16:14 Archiving Imported data from binary file ‘ExportFile.fdm’.

26.01.2012 13:14:47 Archiving Imported data from RSD file "Memograph_M_20050503_145300_2009090;
26.01201212:18:38 Topology Created device Imported’ in database

26.01.2012 11:37:54 Automatic Automatic Excell Csv export was moedified

26.01.2012 11:11:30 Application Reporting software started

26.01.2012 10:39:46 Application Reporting software stopped

26.01.2012 10:36:10 Application Reporting software started

26.01.2012 10:35:.05 Application Reporting software stopped

26.01.2012 10:14:06

ir | lear

Automatic User - Automatic

Automatic service started

ir eanricrs atonnad

PR 01 7017 10-14-07
<

~

¥

Automatic Service: Ar.‘llve@ )
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5.3 Extras -> User administration

NOTICE

User administration can be enabled only in the Professional and Demo versions!

The administration of users takes place in the function "Extras —> User Administration". This
menu item can be accessed by administrators only. The administrator can create up to 50 users.
Once a user is created, he or she appears in the overview in the left box:

File View Extras Help

Task Pane X || 83 User administration X
Read out data & & aH%a
Visualization
ERT R (Y, TS
Data Management
Users Plant View
User Name Role Lastaccess Locked Name Device.. Serial .
gAdmin ngin ngini..gZ-iDE.L‘Dﬂ 120..§ B = Enterprise
Service  Service Servic. 19.012012 153 B Site 1
[=) Ares 1
Temperatu.. Memogra.. AS007704..
Imported Imported
Memograph M Memogra.. AS007704...
Device 1 Memogra.. SAQ00604...
B Site 2
= Arez 2
= Process cell
= Unit
Imp... Imported
Uni.. EngyCal.. SCHMALK.
EH_CSF48_ Liguistation B113FED5..
Unit 1 Ecograph T AAD1CO04
Scharsche Memogra.. A9S000904
Selected User:  Admin =]
Automatic Service: Ac‘liveta J

Create a user:

You can add new users using the "Person with plus sign" icon | .
User ID: For each user, the administrator has to assign a unique User ID. Max. 8 characters

Password, password confirmation: For the initial login of the user, the administrator has to assign
a password. Max. 10 characters

Selecting the "Password Must be Changed after First Login" function ensures that the new user
has to change the first password he or she is assigned:

User ID: Admin |
Real name: Adam Admin |
Password: | - |
Confirm password: | - |
Access role: Administrator o |

(@ b ] lv_ok ][ concel |

When logging in for the first time, the user must enter the password assigned by the
administrator at the first login and assign a new password.

Access role: You can assign various access roles to the user. These define the scope of user and
access rights.
The following overview defines the rights for the individual user roles:

Access roles and access

rights

Adminis Service Planning

Maintenanc

System

Observer
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Responsibility trator Engineer Engineer e Engineer Operator

Create new site

Create new area, unit

Create new devices

Move sites and devices

Rename devices

D P |
D | < |

Site import from FieldCare
CSV

Data readout

Data export

Data import

Import tamper-proof data

Export tamper-proof data

P R | |
P | |
P | |

Visualization, printout, PDF,
CSvV

>
>
>

Create, modify, delete
automatic functions

Start/stop automatic

Select, merge data

Delete data

Change language

| | <
<< | ]| <

Change export settings

Password settings

User administration

iR R A R A R A e A R A e

Audit trail view

102



5 Extras menu

Edit user:

Using the "Person with pen" icon 2 you can modify the information about the user and reset
the password. The dialog for changing the user information corresponds to the settings for
creating a new user:

User ID: | |
Real name: |
Password: | — |
Confirn password: | |
Access role: | Service Engineer » |
[] Deactivate user

’1@ Help ] IV oK l ’x Cancel ]

The "Deactivate user" function enables you to block a user temporarily. In this case, a lock icon
for "Locked" appears in the user overview.

If the user enters incorrect information multiple times when logging in, the user also shows up as
locked. The administrator can remove the lock by resetting the password. The user can then
change the password again.

Delete user:

The "Person with red X" icon b allows you to delete a user selected in the list. Before the user
is deleted, you are prompted for additional confirmation in a dialog window. If you confirm the
deletion of the user, the corresponding account is deleted immediately.

User rights for plant sections:

In addition to the assignment of the user role, you can limit access to additional devices or plant
sections. The assignment of the user rights for devices and plant sections takes place in the
overview in the right-hand box:

File ¥iew Extras Help

Task Pane * || 8& User administration X

Read out data & a6 %G
m User administration
Data Management
Users Plant View
User Name Role Last access Locked Name Device.. Serial_..
Admin  Admin Admini.. 24.02.2011 12:0.. W] = Enterprise
| Service | Service | Servic. {19.01.2012 15:3.. O E Site 1
i H H H O =l Area 1
O Temperatu.. Memogra.. A9S007704.
O Imported Imported
O Memograph M Memogra.. AS007704..
O Device 1 Memogra.. SA000604...
O = Site 2
O = Area ?
m [= Process cell
5] [= Unit
O Imp... Imported
Uni.. EngyCal.. SCHMNALK.
NOM  EiCoréo  Lousion B1IOFEDS|
O Unit 1 Ecograph T AAQ1C004.
O Scharsche Memogra..  AS000904..
Selected User:  Service [H = ] [x Close I

Automatic Service: Ac‘liveia J

By selecting the user in the list, you can give this user defined access to individual devices and
plant sections. In doing so, the administrator selects a node. This gives the user access to the
corresponding node (e.g. site, area etc.) and to all assigned subnodes.

If a user does not obtain access to certain plant sections or devices (node is not selected), these
plant sections or devices are also not visible to the corresponding user in the Plant View.
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Access rights to templates:
The access rights to the templates are defined via the corresponding devices. A user has access to
a template only if he or she has access to the corresponding devices.

Access rights to devices:

Access rights to devices are defined in the user administration function via the Plant View. If a
user is the first to create and read out a device, the user who carries out the readout
automatically obtains access rights to this device.

Login as user:

The user logs in with his or her user ID and password. These are case-sensitive. When logging in
for the first time, the user must enter the password assigned by the administrator at the first login
and assign a new password whetre applicable. Every logon, whether successful or not, generates
an entry in the audit trail of the Reporting Software.

Logout as user:
The user can log out in different ways:

- By closing the Reporting Software
- By selecting "File -> Logout"
- By selecting "File -> Login under another user name..."

Every logout, whether successful or not, generates an entry in the Audit Trail of the software.
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5.4 LDAP protocol for directory services support (MS Active Directory)

FDM is used in production and laboratory environments, sometimes with many user accounts.
The administration of these accounts represents a not inconsiderable effort for the administrators.
The directory service Microsoft Active Directory is often used here. As of FDM version 1.6,
synchronization of accounts via LDAP is supported and passwords are verified during login. LDAP
(Lightweight Directory Access Protocol) is an open and cross-platform protocol used for
communication between FDM and Microsoft Active Directory.

Setting up user authentication via LDAP:

Settings

User

)

Language

ele

'
8
EA

8

User administration

G

Printer

Automatic

Visualization

@) Help

User administration
[ Enable user management

User authentication: | LDAP/Active Directory ~

LDAP Connection Settings

LDAP hest URL: | LDAPY

Base DN

User ID attribute: | sAMAccounthame
Name attribute: name

Search filter:

Search subtree

Test

Automatic log off

Enable

omatic log off

10 | minutes

Live view timeout: |10 7 | minutes

8 Canco

sAMAccountName

The sAMAccountName attribute is a logon name used to support clients and servers from
previous version of Windows. The logon name must be 20 or fewer characters and be unique
among all security principal objects within the domain.

The further setup of the settings for the use of the LDAP functionality is not part of these
instructions. Please ask/contact your IT department for this.
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5.4.1 Synchronization of users via LDAP with Active Directory

After setting up the interface via LDAP to Active Directory, the accounts created there must be
synchronized with FDM. To do this, open the user administration via " Extras -> User
administration". The "Synchronize Users" button synchronizes the users (user ID and name) in
FDM and Active Directory. The user role must be defined and edited manually during the first
synchronization or when new accounts are created. At this point, FDA-compliant roles can be
assigned to the users again.

&& User administration X

& HY & @

m User administration

Users
User ID b Name Role | Last access | Locked 'Tl
Admini Admini Administrator 14.06.2021 15:43:28
ae_admin Administrator Administrator 14.06.2021 15:43:28
ASGSINPC ASGSINPC Observer 14.06.2021 15:43:28
Defaultbccount Defaultbecount Observer 14.06.2021 15:43:28
cie-test cie-test System Operator 14 06 2021 15:43:28
ciptest ciptest Service Enginesr 14.06.2021 15:43:28
i_ 0001234 MGM_1234 Planning Engineer 14.06.2021 15:43:28
i_0002345 MGM_2345 System Operator 14.06.2021 15:43:28
i_0003456 MGM_3456 System Operator 14.06.2021 15:43:28
i_0004567 MGM_4567 System Operator 14.06.2021 15:43:28
a_0001234 ABCD_1234 Maintenance Engineer < 14.06.2021 15:43.28
a_0002345 ABCD_2345 System Operator 14.06.2021 15:43:28
a_0003456 ABCD_3456 Observer 14.06.2021 15:43:28

Ldministrator 14.06.2021 15:43:28

Planning Engineer 1406 5091 154398

Service Engineer it e
14.06.2021 15:43:28

Maintenance Engineer
System Operator 14.06.2021 15:43.28

== 14.06.2021 15:43:28
Observer 14.06.2021 15:43:28
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6 Device Settings dialog

6.

Device Settings dialog

Settings that are assigned directly to a device can be defined using the setting menu. To do so, in
the task pane select the corresponding device under "Data Management -> Plant View", then

open the settings window by clicking the "Wrench" icon
from the context menu that appears when you right-click:

File View Extras Help

dh

# or by selecting "Change Settings ..."

Task Pane X | g Plant View %
[ Read out data - R POLE NI @
Visualization .
<
© Data Management ‘%I Plant View
")%. Name 3 Device Type Begin End - Serial Number
% Enterprise
Plant View @A Neue Anlage
=4 New Site
3 1% New Ares
=% New Process Cell
Export = 4 New it
I& =l HKC 1 Graphic Data Recorder D1007D04267
[CIHKC 1 22.01.2013 10:30:07 28.01.201312:12:08
Import [CIHKC 1 10.09.2012 11:04:40 21122012 15:51.08
o [CIHKC 1 05.07.2012 08:12:20 05.07.2012 09:28:33
g ,}
Automatic
Automatic Service: A'mve{a .

"y TrustSens Demo: Settings

ﬂ@g

=

Communication Settings

Communication Settings
Select source

Interface:

.

Database Information

@
|
Automatic - Read out device
M _..E
Automatic - Delete data

-
[

I| | Automatic - Time synchroni..
Automatic - Binary export

Automatic - Certification Pd...

Vo)

Time Setting

Please select an interface n

Please select an interface and device type

[ oK

| [ Concel |

—




6 Device Settings dialog

6.1 Communication Settings

The Communication Settings of the devices are defined during the first read-out process. You can
change already defined Communication Settings in the setting menu.

The setting of the communication depends on the selected communication type and thus on the
field device connected.

In the first step, select the type of communication with the field device in the top area, "Select
Source". The device type is defined by default through the selection of the device in the Plant
View.

After selecting the communication type, define the communication parameters in the lower area.
To confirm and save the Communication Settings, you have to exit the menu using the "OK"
button.

Communication types and Communication Settings:

Serial communication: For serial communication (RS232/485, etc.), configure the specified
parameters.

"Automatic": All available serial interfaces are scanned, thus providing automatic detection of the
connected device and the necessary communication settings.

"Manual": Define the communication parameters manually and enter them into the specified
fields.

-

“» TrustSens Demo: Settings i [
Communication Settings
H Select source
b .
o Interface: Serial interface E|
ﬁ Senal interface
Database Information Setup: /\ (©)Manually
fr=)
g |
Automatic - Read out device Port: -
k:} Baudrate: e
Automatic - Delete data Data bits- -
“LEB Parity: -
Automatic - Time synchroni Stop bits: -
$ ,,}
‘t., Connection timeout: seconds
Automatic - Binary export
Device address: 0
Automatic - Certification Pd..
Time Setting
@ Help ¥ OK |[# Cancel
N
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6 Device Settings dialog

Modem: Enter the communication parameters in the specified fields. In some cases, these are
provided in the documentation of the modem and from the wireless provider.

" TrustSens Demo: Settings

==

o

Communication Settings

3

Database Information
@
Automatic - Read out device
! Automatic - Delete data

|| | Automatic - Time synchroni.

Automatic - Binary export

Automatic - Certification Pd..

'S

Time Setting

Communication Settings
Select source
Interface: Modem

Modem

Device address-

Port:

Baudrate:

Stop bits:

Init command:

Dialing prefoc
Telephone number:

Dial System:

Abort dial sequence after

Read timeout:

0

com3  [*] Data pits: B -
115200 || Parity: None -
One e

MFV (Tone) =]

60| seconds

15000 | milliseconds

[v ok |[s Cancel |

Ethernet: Enter the Ethernet communication parameters manually in the specified fields. For

detailed information such as the port number, contact your system administrator.

“ TrustSens Demo: Settings

==
Communication Settings
E Select saurce
Temmnes o G Interface: Ethernet
£ Ethernet
Fs
Database Information —
.-3 IP address/Host name: 10.55.83.100
o
| dt,, Port: 8000
Automatic - Read out device
(] _,E
| OPC Port: 3002
Automatic - Delete data
W |
Il | Automatic - Time synchroni.. I
TR
Automatic - Binary export
da é
Automatic - Certification Pd
Time Setting =
« 11l | v
|
@ Help [vf OK J[x Cancel ] T
= E = =
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6 Device Settings dialog

USB: You can usually keep the default USB setting. If necessary, change the "Device Address" and
"Readout ID" parameters manually.

Comm tion Settings
E Select source
C T Interface UsB [+]
£ Device type:
Database Information
= Memory:
& e
L
Automatic - Read out device USE
7
k} Device address: 1
Automatic - Delete data Read out PC 1 E‘
“l.:;} {The device Is read out by more than one Heporling oftware
Automatic - Time synchronize
@
Automatic - Binary export
o & o=

6.2 Database information

The database information in the device dialog provides information about the device data and the
volume of data that has been read out of the device and imported into the database:

Database Information

F Information
e

Mame: Graphic Data Recorder
Communication Settings

Firmware version:  02.07.xx
Order code:

Order identifier

Database size: 32 Me

™

Database Information

t;._

Automatic - Read out device

)

o
Automatic - Delete data

Lutomatic - Time synchronize

<)

Automatic - Binary export

v o) (X coes

Name: Name of the device

Firmware version: Firmware version of the device

Order code: Identifies the device with the ordered and delivered options
Order identifier: Number identifying the device, order and customer
Database size: Size of the device data that are stored in the SQL database.

Additional device information can be accessed via the Endress+Hauser W@M portal using the
order code and the order ID. This is relevant for device management over the entire life cycle of
the plant.
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6.3 Automatic - Read out device

The automatic function for reading out the device is enabled/disabled in the Settings menu:

Automatic - Read out device

m Dat st
- B 3
Communication Settings Aelive!
ﬁ Interval: Daily v Additional batch triggered: O
Database Information
= Start time: 03:00:00 v
)
tic - Read out device

Automatic - Delete data

Automatic - Time synchronize

<

Automatic - Binary Export

e )X o

(For more details, see Section 4.4 "Data Management —> Automatic")

Active: Enables or disables the "Data Readout” automatic function.

Interval: Select the interval for this automatic function.
Options: Minutely, hourly, daily, weekly, monthly

Repeat every (only if minutely or hourly is selected for the interval): Select the time lag for the
automatic function of the selected interval.

Start day (only if weekly or monthly is selected for the interval): Select the day of the week for
the automatic function of the selected interval.

Start time (only if daily, weekly or monthly is selected for the interval): Select the starting time for
the automatic function of the selected interval.

Additional batch triggered:

Can only be selected for the following automatic functions: Read out device, Print out template,
XLX/CSV export and PDF export, if batch data are available.

As soon as the batch job is completed, the automatic function is run.
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6 Device Settings dialog

6.4 Automatic — Delete data

Once data are deleted, this cannot be undone! Ensure that data that are deleted from the device
are really no longer needed, or have already been saved to another storage location as a secure
export so that they are available later if needed.

The automatic function for deleting data is enabled/disabled in the Settings menu:

" HKC 1: Settings [E=R(E=R(E
Automatic - Delete data
B Data elimination
Communication Settings Hetive:
;‘a Interval: Daily |z|
Database Information
_ Start ime: 09:00:00 5
g:‘a
@ Older then: 100 Days 00:00:00 =
Automatic - Read out device
3
ic - Delete data
oS
W
Automatic - Time synchronize
@
Automatic - Binary export
@ Help [V 0K ] [3 Cancel

Active: Enables or disables the "Data Elimination" automatic function.

Interval: Select the interval for this automatic function.
Options: Minutely, hourly, daily, weekly, monthly

Repeat every (only if minutely or hourly is selected for the interval): Select the time lag for the
automatic function of the selected interval.

Start day (only if weekly or monthly is selected for the interval): Select the day of the week for
the automatic function of the selected interval.

Start time (only if daily, weekly or monthly is selected for the interval): Select the starting time for
the automatic function of the selected interval.

Time slot: Select the time slot for deleting the data. The data of the set time are not deleted.

Example:
Interval: Daily; start time: 23:59:00; time slot: 0 day 00:09:00
The data are deleted daily at 23:59. The data of the last 9 minutes are retained in the memory.
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6 Device Settings dialog

6.5 Automatic - Time synchronize

Here, you can automatically synchronize the device time with the system time of the computer.
The automatic function for time synchronization is enabled/disabled in the Settings menu:

ic - Time synchronize
Communication Settings
Database Information
ey Start time: 09:00:00 B
L7
&‘@ Tolerance: 0 Day 00:01:00 >
Automatic - Read out device
r:’
Automatic - Delete data
r\;}
Automatic - Time synchronize
@
Automatic - Binary Export
[r_o (% conee

Active: Enables or disables the "Time Synchronize" automatic function.

Interval: Select the interval for this automatic function.

NOTICE

The possible options for the interval depend on the device.

Repeat every (only if minutely or hourly is selected for the interval): Select the time lag for the
automatic function of the selected interval.

Start day (only if weekly or monthly is selected for the interval): Select the day of the week for
the automatic function of the selected interval.

Start time (only if daily, weekly or monthly is selected for the interval): Select the starting time for
the automatic function of the selected interval.

Tolerance: Select the tolerance for time synchronization. If the system time between the device
and computer differs by more than the tolerance set here the time is not synchronized.
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6 Device Settings dialog

6.6 Automatic - Binary export

The automatic function for data backup is enabled/disabled in the Settings menu:

Automatic - Binary Export

E Diata backup

Communication Settings Active
ﬁ Interval: Maonthly v
Database Information
’ Start day: Last day in month v Start time: 23:53:59 £
e
@ Diata time period: 0 Day 00:10:00 5

Automatic - Read out device

x:} File Path: H:\\ExportFile fdm 3 E]
Automatic - Delete data
Automatic - Time synchronize
o

ic - Binary Export

[r_o¢ (X oo

Active: Enables or disables the "Data Backup" automatic function.

Interval: Select the interval for this automatic function.
Options: Minutely, hourly, daily, weekly, monthly

Repeat every (only if minutely or hourly is selected for the interval): Select the time lag for the
automatic function of the selected interval.

Start day (only if weekly or monthly is selected for the interval): Select the day of the week for
the automatic function of the selected interval.

Start time (only if daily, weekly or monthly is selected for the interval): Select the starting time for
the automatic function of the selected interval.

Data time period: Select the time period of the data to be backed up
(e.g.: "0 day 10:00:00" saves the data of the last 10 hours).

File path: The file storage location is defined here. Clicking the "..." button opens the directory
structure of the computer and you can select the storage location.

If a network drive is selected, you are also asked to enter a user and password. The setting is then
saved and can be modified under "Extras -> Settings -> Automatic" (see Section 5.1.6).

A new file is created each time a backup copy of the data is created. The time stamp with the
format "year-month-day h-m-s" is automatically added to the file name
(e.g.: automatic_test_ 2010-06-25 08-09-30.fdm).
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6 Device Settings dialog

6.7 Automatic - Certification PDF export

This function enables the regular and automatic PDF export of iTHERM TrustSens calibration
certificates which are recorded in a Memograph M RSG45 system (TrustSens Calibration
Monitoring):

', TESTO4XCXK: Settings =N =R
Automatic - Certification POF export

B — PDF certification export settings

anl
Communication Settings iActivel
ﬁ Interval Daily lz‘
Database Information
Start time: 09:00:00 =

I

@ Export path: [:]
Automatic - Read out device
¢ r; Export folder: Create sutomatically export folder for every device.
; = Timestamp: [] Append timestamp at the end of the file name.
Automatic - Delete data

S

[
Automatic - Time synchrenize
o
Automatic - Binary export
tic - Certification PDF..|| |
@ Help [« ok ][3 cancel

Active: Enables or disables the automatic function for PDF certification export.
Interval: Use this option to select the interval for this automatic function.
Options: Every minute, hour, day, week, month

Repeat every (only if minute or hour is selected for the interval): Select the time lag for the
automatic function of the selected interval.

Start day (only if week or month is selected for the interval): Select the day of the week for the
automatic function of the selected interval.

Start time (only if day, week or month is selected for the interval): Select the starting time for the
automatic function of the selected interval.

Export path: Use this field to specify the storage location. Clicking the "..." button opens the
menu structure of the computer and you can select the storage location.

Export folder: If this option is selected, a separate folder is automatically created for each
TrustSens device (e.g.: EH_TM371_N3044B04487)

Time stamp:

If this option is selected, the time stamp is automatically added at the end of the file name.
Sample file name: "N3044B04487-0-19_20190124-140934.pdf"

"N3044B04487" TrustSens serial number

"0_19" Calibration number

"20190124" Date in the format "year-month-day"

"140934" Time in the format "h-m-s"
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7 Troubleshooting

7. Troubleshooting

7.1 System error messages

Error messages during data readout:

Error code |Problem, cause Remedy

0x200000 | An internal error occurred during data readout. Please try again.

01

0x200000 | Unable to access the file. Please check the file path.

02

0x200000 |Unable to access the data. Please check your access authorization.
03

0x200000 | An error occurred when connecting to the device. |Please try again.

04

0x200000 | An error occurred when communicating with the | Please try again.

05 device.

0x200000 |The communication settings are not correct. Please check the settings.

06

0x200000 | An error occurred when communicating with the | Please try again.

07 device.

0x200000 | An error occurred when communicating with the | Please try again.

08 device.

0x200000 | An error occurred when communicating with the | Please try again.

09 device.

0x200000 | The Reporting Software does not support the Please select another device.

0A connected device.

0x200000 | An error occurred when communicating with the | Please try again.

0B device.

0x200000 | The configured device address is not correct. Please check the configuration.

0C

0x200000 | The connection to the device has been Please try again.

0D interrupted.

0x200000 | No device found at the interface. Please check the connection and interface
OE settings.

0x200000 | An error occurred when communicating with the | Please try again.

OF device.

0x200000 | The IP address or host indicated cannot be found. |Please check the settings.

10

0x200000 | The COM port indicated is being used by another | Please check the connection settings.
11 application.

0x200000 | The COM port does not exist. Please check the connection settings.
12

0x200000 |The data are corrupted and cannot be read in. Please notify Support.

13

0x200000 | Unable to find the indicated path. Please check the file path.

14

0x200000 |No data are available for the time range Please choose another time range.
15 indicated.

0x200000 | The data are from an unknown device type and Please notify Support.

16 cannot be read in.

0x200000 | The connected modem could not be initialized. Please check the connection to the modem
17 and try again.

0x200000 |The connected modem does not answer. Please check the connection and the
18 settings.
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7 Troubleshooting

0x200000 | General modem error. Please try again.

19

0x200000 | Currently not possible to access the device as all | Please try again.

1A the available communication channels are busy.

0x200000 | Device is already being accessed. Please check the manual and automatic
20 configuration.

0x200000 | No other device data are available. Please try again later.

21

0x200000 | Device is already being accessed. Please check the manual and automatic
22 configuration.

0x200000 | Error updating the device time. Possible Please try again later.

23 limitations in time synchronization.

0x200000 | Another device has been detected. Please check the specified device type.
24

0x200000 |Incompatible file format found. Please update the Reporting Software.
25
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Error messages associated with automatic service:

Error code Problem, cause Remedy
The Automatic Service and the Tray Icon Please install the Automatic
Application of the Reporting Software are not components.
0x40000000 | installed.
The Automatic Service of the Reporting Software is | Please start the Automatic Service.
0x40000001 | stopped.
0x40000002 | An error has occurred in the Automatic Service. Please check the automatic settings.
0x40000003 | An error occurred when reading out a device. Please check the automatic settings.
An error occurred when storing the transmitted Please check the automatic settings.
0x40000004 | data.
An error occurred when automatically deleting the | Please check the automatic settings.
0x40000005 | data.
No communication possible between the Service Please notify Support.
0x40000006 | and Tray Icon.
An error occurred when automatically exporting the | Please check the automatic settings.
0x40000007 | data in binary format.
An error occurred when automatically exporting the | Please check the automatic settings.
0x40000008 | data in XLS or CSV format.
Error messages during database access:
Error code Problem, cause Remedy
0x60000000 | An error occurred when accessing the database. | Please check the database settings and the
database availability.
0x60000001 | Error when accessing the database. Please check the database settings and the
database availability.
Error messages associated with user administration:
Error code |Problem, cause Remedy
0x600100 |The user account has been blocked by an Please contact the administrator.
00 administrator.
0x600100 | The current user is not an administrator. Please contact the administrator.
01 Administrator rights are required for this action.
0x600100 | Administrator rights are required. Please contact the administrator.
02
0x600100 | The password has not been changed. The new Please assign a different password.
03 password was not accepted.
0x600100 |Password modification has failed. Please assign a different password.
04
0x600100 | User deletion has failed. Please try again or contact the
05 administrator.
0x600100 | User administration cannot be activated as an Please set up an administrator in the user
06 administrator has not been configured. administration function.
0x600100 | User account has been blocked after incorrect Please contact the administrator.
07 password entered {0} times.
0x600100 | User account has been blocked for 10 minutes Please try again after 10 minutes.
08 after incorrect password entered {0} times.
0x600100 |Login has failed. Please try again.
09
0x600100 |Incorrect user ID or password Please try again.
10
0x600100 | The password has expired and a new password is | Please assign a new password.
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Error code |Problem, cause Remedy
11 required.
0x600100 |Not possible to delete all the administrators if Please disable user administration.
12 user administration is enabled.
0x600100 | The user currently logged in cannot be deleted. Please log in under another user name to
13 delete this user.
0x600100 | There should always be at least one administrator | Please set up an administrator in the user
14 while user administration is enabled! administration function.
0x600100 | The new password and the confirmed new Please enter the two passwords again.
15 password are not identical.
0x600100 | The new password must differ from the last {0} Please assign a different password.
19 passwords.
0x600100 | The password must contain at least {0} Please assign a different password.
20 characters.
0x600100 | The password must contain at least five Please assign a different password.
21 characters.
0x600100 |The password must contain digits. Please assign a different password.
22
0x600100 | The password must contain special characters. Please assign a different password.
23
0x600100 | The password must contain upper case and lower | Please assign a different password.
24 case characters.
0x600100 |No more users can be created. The Reporting Please delete old user accounts first.
25 Software permits a maximum of 50 users.
0x600100 | This user ID already exists. Please assign a different user ID.
27
0x600100 | User administration cannot be activated as an Please set up an administrator in the user
28 administrator has not been created in the administration function.

database.
0x600100 | You are not authorized to change the database Please contact the administrator.
32 setting. The database setting has not been

changed.

Error messages during data readout:

Error code |Problem, cause Remedy
0x600200 | Data storage not successful. The following files Please check the file and/or try again.
00 are corrupted: {0}
0x600200 | Error when accessing the database. The following | Please try again.
01 files could not be stored: {0}.
0x600200 | Data storage not successful. The following files Please try again.
02 could not be stored: '{0}.
0x600200 |Data readout was not successful. Not possible to | Please try again.
03 connect to the device.
0x600200 |Data readout was not successful. A new device Please check your access authorization.
04 could not be created in the database as the

current user does not have appropriate access

authorization. The following file could not be

stored: {0}
0x600200 | Configurations {0} and '{1}' could not be merged | Please choose other configurations.
05 as data would be lost.
0x600200 | The configurations could not be merged as there | Please choose other configurations.
06 is a time overlap between configurations {0} and

{1}.
0x600200 | Cannot establish connection to the database Please check the settings.
07 server!

119



7 Troubleshooting

0x600200 | Not possible to connect to the database server Please check the settings.
08 with the new settings. The changes to the
database settings are not accepted!
0x600200 |Invalid database settings Please check the settings.
09
0x600200 | Files not deleted successfully. Please delete the data manually.
10
0x600200 |The data that have been read out could not be Please delete the data manually.
11 deleted from the device.
0x600200 | An error occurred when connecting to the device. |Please check the communication settings
12 and try again.
0x600200 | The devices could not be merged because device | Please choose two devices of the same
13 {0} and device '{1}' are different types of device. | type.
0x600200 | The devices could not be merged as there is a time | Please choose two devices that do not
14 overlap between devices '{0}' and {1} overlap timewise.
0x600200 | A new node could not be added. Please try again.
15
0x600200 | Node addition has failed. Please try again.
16
0x600200 |Impossible to add a new node. Please log in with a higher-level user role
17 (e.g. administrator).
0x600200 |Add node Please log in with a higher-level user role
18 (e.g. administrator).
0x600200 | The selected node may not be deleted. Please log in with a higher-level user role
19 (e.g. administrator).
0x600200 | Delete node Please log in with a higher-level user role
20 (e.g. administrator).
0x600200 | The selected node may not be moved. Please log in with a higher-level user role
21 (e.g. administrator).
0x600200 | Move node Please log in with a higher-level user role
22 (e.g. administrator).
0x600200 | The selected node may not be renamed. Please log in with a higher-level user role
23 (e.g. administrator).
0x600200 |Rename node Please log in with a higher-level user role
24 (e.g. administrator).
0x600200 | A new node could not be created. Please check the settings.
25
0x600200 | Node creation has failed. Please check the settings.
26
0x600200 | The selected node could not be deleted. Please check the settings.
27
0x600200 | Node deletion has failed. Please check the settings.
28
0x600200 |Node deletion has failed. Try again. You might have to increase the
29 timeout value in the database connection.
0x600200 | The selected node could not be deleted. Try again. You might have to increase the
30 timeout value in the database connection.
0x600200 | An error occurred during the import. {0} of {1}
32 lines have not been imported!
0x600200 | The selected node could not be moved. Please check the settings.
34
0x600200 | Not possible to move the node. Please check the settings.
35
0x600200 | Unable to open the file '{0}' Please check whether the file can be read.
36
0x600200 | The plant view could not be refreshed. Please check the settings.
37
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0x600200 | Plant view refresh has failed Please check the settings.
38
0x600200 | The template view could not be refreshed. Please check the settings.
39
0x600200 | Template view refresh has failed Please check the settings.
40
0x600200 | The selected node cannot be renamed. Please make sure that the name is not
41 longer than 30 characters.
0x600200 |Node renaming has failed. Please make sure that the name is not
42 longer than 30 characters.
0x600200 | Failure to update the communication settings. Please check the settings.
43
0x600200 | Failure to update the communication settings. Please check the settings.
44
0x600200 | Cannot establish connection to the database Please contact your administrator.
45 server. Database scheme has not been generated.
0x600200 |Invalid communication settings! Please select 'Back" and change the
46 communication settings.
0x600200 | Configuration merge has failed. Please try again or select other
47 configurations.
0x600200 | Device merge has failed. Please try again or select other devices.
48
0x600200 | There are no communication settings for the Please change the communication settings
49 selected device. for the selected device.
0x600200 | No files available with data. Please select another directory.
50
0x600200 | An error occurred when reading the device Please check the connection and try again.
51 information.
Error messages during export:

Error code |Problem, cause Remedy
0x600300 | Finished with an error. Try again.
00 Click 'Close' to exit the Wizard.
0x600300 | Finished with an error. Click 'Close' to exit the Wizard.
01 The data have been exported from the database

but could not be deleted.
0x600300 | There are no data in the database for the selected | Please choose a valid time range.
02 time range. No file has been generated.
0x600300 | The selected template contains devices that are Please delete the template.
03 no longer available in the database.
0x600300 | Missing devices Please delete the template.
04
0x600300 | The selected template contains at least one device | Please delete the template.
05 that is no longer in the database.
0x600300 | Missing device Please delete the template.
06
0x600300 | The selected template is no longer in the Please choose another template.
07 database. It has probably been deleted in the

meantime.
0x600300 | Template not available Please choose another template.
08
0x600300 | You cannot open this template as you do not have | Please contact the Reporting Software
09 access authorization for at least one device in this | administrator. He/she can assign you the

template.

necessary authorization.
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0x600300
10

No access authorization

Please contact the Reporting Software
administrator. He/she can assign you the
necessary authorization.
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Error messages during import:

Error code |Problem, cause Remedy
0x600400 | The binary file has been saved with a more recent | Update the Reporting Software to the
00 version of the Reporting Software and cannot be | current version.
imported.
0x600400 | Finished with an error. No data have been Please check the import file.
01 imported. Click 'Close' to close the Wizard.
0x600400 | Finished with a warning. Some data could not be | Click 'Close' to exit the Wizard.
02 imported.
0x600400 | Import not successful. The import file indicated Please check the file.
03 does not contain any data. No data have been
imported.
Error messages associated with visualization:
Error code |Problem, cause Remedy
0x600500 | The changes to the automatic function cannot be | Please save the template.
00 saved as the template has not been saved!
0x600500 | An error occurred when saving the template. The | Please check the database settings.
01 template was not saved in the database.
0x600500 | Error when saving the template. Please check the database settings.
02
0x600500 | An error occurred during the export. Export was | Please check whether there is sufficient
03 not successful. space in the selected directory and whether
you have write-access for this directory.
0x600500 | The "Minimum" value must be smaller than the Please correct the values chosen.
04 "Maximum" value!
0x600500 | There are no data in the database for the selected | Please choose another time range.
05 time range.
0x600500 | No data available Please choose another time range.
06
Error messages associated with the installation or database:
Error code |Problem, cause Remedy
0x600600 | The Demo version test period has expired. You Please order a serial number for the full
00 cannot start this application any more. version.
0x600600 | The Demo version test period has expired. You Please order a serial number for the full
01 cannot start this application any more. version.
0x600600 | The license information is incorrect. Please start the installation program again.
02
0x600600 | The license information is incorrect. Please start the installation program again.
03
0x600600 | The new language setting is enabled once the Please start the Reporting Software again.
04 program has been restarted.
0x600600 | The new language setting is enabled once the Please start the Reporting Software again.
05 program has been restarted.
0x600600 | There is no valid database on the database server | Please contact your administrator.
06 that is currently connected, or the wrong version
of the database is available.
0x600600 |Incorrect database Please contact your administrator.
07
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Error messages during printout:

Error code |Problem, cause Remedy
0x600700 | The document requires more than 1000 pages. Please select a shorter time frame to avoid
00 this problem.
0x600700 |Document creation was stopped after 1000 pages | Please select a shorter time frame to avoid
01 because the maximum number of pages has been | this problem.

reached.

8. TrustSens Calibration Monitoring

Available in conjunction with Memograph M RSG45 (as of firmware version 2.04) and iTHERM

TrustSens TM371/TM372.
Memograph M RSG45 application package:

e Up to 20 iTHERM TrustSens TM371/TM372 thermometers can be evaluated via the HART
interface

o Self-calibration data displayed on screen or via the Web server
o Generation of a calibration history
e (reation of a calibration certificate as an RTF file directly at the RSG45

o Evaluation, analysis and further processing of the calibration data using "Field Data
Manager" (FDM) analysis software

Additional information: Please refer to the Operating Instructions for "TrustSens Calibration
Monitoring" (BAO1887R)
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