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Field Temperature Transmitter, iTEMP
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HA: 36 Vdc 0lst, 23 mA olst
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—(a) Approval: 16
—(b) Communication; Output Signal: A, P
—(c) Housing shape: 1
(d)
(e)

|'o—l_'l"|
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—(d) Electrical Connection: A, B
—(e) Field Housing: H1, H2, H3, H4, H5, HE, H7
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