






HAZARDOUS (CLASSIFIED)  LOCATION
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Class  I, Division 1, Groups A, B, C, D
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NOTES: INSTRINSICALLY SAFE INSTALLATION CLASS I, DIV. 1, 
GPS A,B,C,D; CLASS II, DIV. 1, GPS E,F,G AND CLASS III 
1) The installation must be in accordance with the Canadian Electrical Code. 
2) Control room equipment may not use or generate over 250 Vrms. 
3) Use CSA certified safety barrier or other CSA certified associated equipment that 

satisfies the following conditions: 
 Voc or Uo ≤ Vmax or Ui and Isc or Io ≤ Imax or Ii and Po or Pmax  ≤ Pi and  Ca ≥ Ci + 

Ccable and La ≥ Li + Lcable  
4) WARNING: SUBSTITUTION OF COMPONENTS MAY IMPAIR INSTRINSIC 

SAFETY. 
5) Cable for different I.S. ciruits have to be separated with grounded shields. 
6) Caution: Use only supply wires suitable for 5 °C above Ta (TMedium ≤ 100 °C) or 

suitable for 80 °C (TMedium > 100 °C). 
 
 
 
 
 
 
 
 
 
 
Entity parameters:  

 Promag 23*** - *****N*****W Terminals 1 (+) and 2 (-) / Hart, 4 ... 20 mA 
 Vmax, Ui = 30 V Imax, Ii = 150 mA  Pi = 0.81 W 
 Ci ≤ 5 nF  Li = negligible 

 

 Promag 23*** - *****N*****A Terminals 1 (+) and 2 (-) / Hart, 4 ... 20 mA 
 Vmax, Ui = 30 V Imax, Ii = 150 mA  Pi = 0.81 W 
 Ci ≤ 5 nF  Li = negligible 
 Terminals 3 (+) and 4 (-) /  Frequency output 
 Vmax, Ui = 30 V Imax, Ii = 250 mA  Pi = 1 W 
 Ci = negligible  Li = negligible 
 

 A  F  Alle gesetzlichen Urheberrechte vorbehalten. Mat.-Nr.: 71040719 
 B  G  Diese Zeichnung darf ohne unsere  

 C  H  Genehmigung weder vervielfältigt werden noch Ersatz für: 

 D  J  dritten Personen und Konkurrenzfirmen Ersteller: FES/UD 

 E  K   zugängig gemacht werden. File: M:\ZEICHNG\...\000215C.DOC  ID 1034 
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Notes: Suitable for Class I, Div.2, Gps ABCD; Class II, Div.1,  
Gps EFG and Class III HAZARDOUS LOCATION INSTALLATION

7) Install per Canadian Electrical Code (CEC) using threaded conduit. Intrinsic 
safety barrier not required. . For T-code see table.  

 Terminal 1 and 2 
 Supply voltage: 13.9 ... 30 VDC    Signal current: 4 ... 20 mA (max. 25 mA) 

 Terminal 3 and 4 
Pulse Output: Supply voltage 5 ... 30 VDC, max. 250 mA, max. 1 W 

8) A dust tight seal must be used for conduit entry when the transmitter is used 
in a Class II or Class III Location. 

9) WARNING: EXPLOSION HAZARD – Do not disconnect equipment unless 
the power has been switched off or the area is known to be Non-Hazardous. 

10) WARNING: EXPLOSION HAZARD – SUBSTITUTION OF COMPONENTS 
MAY IMPAIR SUITABILITY FOR CLASS I, DIVISION 2. 

11) Caution: Use only supply wires suitable for 5 °C above Ta (TMedium ≤ 100 °C) 
or suitable for 80 °C (TMedium > 100 °C). 

    Flowtec AG, Kaegenstrasse 7, CH-4153 Reinach BL1, Postfach 

FES0038-0000C00 
 

 
 
 
 

PROMAG 23 H**-*****N****** / PROMAG 23 P **-A****N****** (PFA – Liner) 
Temperature class T6 T5 T4 T3C 
Tambient 40 °C 60 °C 60 °C  60 °C 
TMedium 80 °C 95 °C 130 °C 150 °C 

 

PROMAG 23 P**-E****N****** (PTFE – Liner) 
Temperature class T6 T5 T4 
Tambient 40 °C 60 °C 60 °C  
TMedium 80 °C 95 °C 130 °C 
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